
MAX. CURRENT RATING : 8A
VIN RATING : 4.5V - 17V

SWITCHING FREQUENCY : 400KHZ
FEEDBACK VOLTAGE : 0.6V

INDUCTOR 3.3UH +/20

IDC = 5.9A @ +20C RISE;ISAT= 8.7A @ 30%
DCR 21.20 MILLIOHM (TYP) SCH NOTE : 2A

5V_REG SWITCHOVER

5V BUCK REGULATOR

NORMAL OPERATION : 12V +/ 10%
FOR BACKUP : 2.5V - 5.4V

CR-40 : @WORKLIB.TOP(SCH_1):PAGE40

SCH-00500-01-A
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