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1

1

D D

C C

B B

A A

SW_T

CPI_1

FBP_1

CPI_1

SW_T

FBP_1

LCD_VCOM_IN

LCD_APWR_EN3

5VDDM

LCD_SUP

VDD5V_IN

VDD5V_IN

LCD_AVDD

LCD_VCOM

LCD_AVDD

VDD5V_IN

LCD_SUP

LCD_VGL

LCD_VGH

VGL=-6.17V

AVDD=9.6V

3.94V

IAVDD=37mA

IGH=1mA
VGH=18.2V

IGL=1mA

Remove D21 and C351
Short A.C of D21

R324
910KΩ 1% 0402
R324
910KΩ 1% 0402

C330
22uF 10V 0805 
C330
22uF 10V 0805 

TP55TP55 1

C339

0.22uF 10V 0402

C339

0.22uF 10V 0402

R439 0Ω 0603R439 0Ω 0603
C343

0.33uF 25V 0805

C343

0.33uF 25V 0805

R312
100KΩ 0402

R312
100KΩ 0402

R315
110KΩ 1% 0402
R315
110KΩ 1% 0402

C345
1uF 25V 0805
C345
1uF 25V 0805

C334

0.047uF 16V 0603 /N

C334

0.047uF 16V 0603 /N

C337

2200pF 50V 0402

C337

2200pF 50V 0402

U26

TPS22965DSG

U26

TPS22965DSG

IN11

IN22

ON/EN3

VBIAS4

GND 5

CT 6

OUT1 7

OUT2 8

TP PAD1

C344

0.33uF 25V 0805

C344

0.33uF 25V 0805

R313 0Ω 0603 /NR313 0Ω 0603 /N

C332 0.1uF 25V 0603C332 0.1uF 25V 0603

C328
0.1uF 16V 0402
C328
0.1uF 16V 0402

D20
BAT54S

06-10643-03

D20
BAT54S

06-10643-03

C

A
G

C348

1nF 50V 0402

C348

1nF 50V 0402

1
2

C349

1uF 16V 0603

C349

1uF 16V 0603

C145

0.33uF 25V 0805

C145

0.33uF 25V 0805

C350

22pF 50V 0402

C350

22pF 50V 0402

R323
64.9KΩ 1% 0402
R323
64.9KΩ 1% 0402

C329
1uF 10V 0402

C329
1uF 10V 0402

C346
0.1uF 16V 0402
C346
0.1uF 16V 0402

R314

820KΩ 1% 0402

R314

820KΩ 1% 0402

C340

0.33uF 25V 0805

C340

0.33uF 25V 0805

R320 0Ω 0603R320 0Ω 0603

C342

22uF 16V 1206

C342

22uF 16V 1206

C347

1uF 16V 0603

C347

1uF 16V 0603

C338

0.33uF 25V 0805

C338

0.33uF 25V 0805

D19 SS14 40V 1A

06-10585-05

D19 SS14 40V 1A

06-10585-05

P N
L13

3.3uH 2.5A

L13

3.3uH 2.5A

R321
560KΩ 1% 0402

R321
560KΩ 1% 0402

R316
560KΩ 1% 0402
R316
560KΩ 1% 0402

C144

1uF 16V 0603

C144

1uF 16V 0603

R317
110KΩ 1% 0402
R317
110KΩ 1% 0402

C335

0.047uF 16V 0603

C335

0.047uF 16V 0603

C333

22pF 50V 0402

C333

22pF 50V 0402

R319 499KΩ 1% 0603 /NR319 499KΩ 1% 0603 /N

R322 0Ω 0603R322 0Ω 0603

R318
390KΩ 1% 0402

R318
390KΩ 1% 0402

Vs

VGH

VGL

VCOM

U27

TPS65150PWP

Vs

VGH

VGL

VCOM

U27

TPS65150PWP

FB 1

DLY12

DLY23

VIN4 SW_1 5
SW_2 6

SUP 9

VCOM10

IN11

FBP 12CTRL13

ADJ14

VGH 15

CPI 16

DRVP 17

DRVN 18

REF 20

FBN 21

COMP22

GD23

FDLY24

GND19
PGND17
PGND28
TPPAD1

D18
BAT54S

D18
BAT54S

C

A
G

D21

BAT54S /N
NU_06-10643-03

D21

BAT54S /N
NU_06-10643-03

CA
G

C351

0.33uF 25V 0805 /N

C351

0.33uF 25V 0805 /N

C331
220pF 25V 0402
C331
220pF 25V 0402

R309 0Ω 0402R309 0Ω 0402


