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	C34-2
	D1-2
	D20-1
	J5-2
	J5-H1
	Q29-1
	Q29-2
	Q29-3
	R65-2
	R151-1

	NetLabels
	U_AKKU+


	VC0
	Pins
	C16-1
	R7-2
	R18-2
	U1-27

	NetLabels
	VC0


	VC1
	Pins
	C7-1
	C8-2
	R8-2
	R19-2
	U1-26

	NetLabels
	VC1


	VC2
	Pins
	C8-1
	C9-2
	R9-2
	R20-2
	U1-25

	NetLabels
	VC2


	VC3_4
	Pins
	C9-1
	C10-2
	R12-2
	R21-2
	U1-23
	U1-24

	NetLabels
	VC3_4
	VC3_4


	VC5
	Pins
	C10-1
	D13-1
	R10-2
	U1-22

	NetLabels
	VC5


	VC5B
	Pins
	C11-2
	R13-2
	R22-2
	U1-21

	NetLabels
	VC5B


	VC5X
	Pins
	C5-1
	C11-1
	C17-2
	C18-2
	C25-1
	D13-2
	R11-2
	R44-1
	U1-10
	U1-13


	VC6
	Pins
	C12-2
	C17-1
	R14-2
	R24-2
	U1-20

	NetLabels
	VC6


	VC7
	Pins
	C12-1
	C13-2
	R15-2
	R25-2
	U1-19

	NetLabels
	VC7


	VC8_9
	Pins
	C13-1
	C14-2
	R16-2
	R23-2
	U1-17
	U1-18

	NetLabels
	VC8_9
	VC8_9


	VC10
	Pins
	C14-1
	D19-1
	R17-2
	U1-16

	NetLabels
	VC10



	Ports
	ALERT_INT
	CP_EN
	I2C_SCL_AKKU_EXT
	I2C_SCL_INT
	I2C_SDA_AKKU_EXT
	I2C_SDA_INT
	LED_ENABLE
	NTC
	PACKDIV
	PMON_EN
	SYS_PRES_EXT
	U-AKKU_FILT


	Controller_a.SCHDOC(Controller_a)
	Components
	C20
	C20-1
	C20-2

	C21
	C21-1
	C21-2

	C24
	C24-1
	C24-2

	C30
	C30-1
	C30-2

	C31
	C31-1
	C31-2

	C61
	C61-1
	C61-2

	C125
	C125-1
	C125-2

	D4
	D4-1
	D4-2

	D14
	D14-1
	D14-2

	D39
	D39-1
	D39-2

	D48
	D48-1
	D48-2

	J8A
	J8-1

	J8B
	J8-2

	J8C
	J8-3

	J8D
	J8-4

	J8E
	J8-5

	J8F
	J8-6

	J8G
	J8-7

	J8H
	J8-8

	J8I
	J8-9

	J8J
	J8-10

	J8K
	J8-H1

	J8L
	J8-H2

	Q9
	Q9-1
	Q9-2
	Q9-3

	Q10
	Q10-1
	Q10-2
	Q10-3

	R26
	R26-1
	R26-2

	R27
	R27-1
	R27-2

	R28
	R28-1
	R28-2

	R29
	R29-1
	R29-2

	R30
	R30-1
	R30-2

	R31
	R31-1
	R31-2

	R32
	R32-1
	R32-2

	R33
	R33-1
	R33-2

	R47
	R47-1
	R47-2

	R48
	R48-1
	R48-2

	R103
	R103-1
	R103-2

	R110
	R110-1
	R110-2

	R111
	R111-1
	R111-2

	R113
	R113-1
	R113-2

	R114
	R114-1
	R114-2

	R120
	R120-1
	R120-2

	R122
	R122-1
	R122-2

	R130
	R130-1
	R130-2

	R131
	R131-1
	R131-2

	R154
	R154-1
	R154-2

	U3
	U3-1
	U3-2
	U3-3
	U3-4
	U3-5
	U3-6
	U3-7
	U3-8
	U3-9
	U3-10
	U3-11
	U3-12
	U3-13
	U3-14
	U3-15
	U3-16
	U3-17
	U3-18
	U3-19
	U3-20
	U3-21
	U3-22
	U3-23
	U3-24
	U3-25
	U3-26
	U3-27
	U3-28
	U3-29
	U3-30

	U4
	U4-1
	U4-2
	U4-4
	U4-5
	U4-8
	U4-EP


	Nets
	+2V5
	Pins
	C61-1
	R103-2
	R110-2
	R111-1
	R122-2
	U3-26


	ALERT_INT
	Pins
	U3-2

	NetLabels
	ALERT_INT

	Ports
	ALERT_INT


	BAT_CTRL
	Pins
	C20-2
	R26-1
	R31-2
	U3-7

	NetLabels
	BAT_CTRL


	C8
	Pins
	C31-1
	D14-1
	Q9-2
	R28-1
	U4-8


	CP_EN
	Pins
	R103-1
	U3-15

	NetLabels
	CP_EN

	Ports
	CP_EN


	GND
	Pins
	C20-1
	C21-1
	C30-1
	C31-2
	C61-2
	C125-1
	D4-2
	D39-2
	D48-2
	J8-1
	J8-H1
	J8-H2
	Q10-2
	R26-2
	R27-2
	R48-1
	U3-9
	U3-21
	U3-22
	U3-23
	U3-25
	U3-28
	U3-30
	U4-4
	U4-EP


	I2C_SCL_AKKU
	Pins
	R154-2
	U3-13

	NetLabels
	I2C_SCL_AKKU


	I2C_SCL_AKKU_EXT
	Pins
	R114-2

	NetLabels
	I2C_SCL_AKKU_EXT

	Ports
	I2C_SCL_AKKU_EXT


	I2C_SCL_INT
	Pins
	U3-4

	NetLabels
	I2C_SCL_INT

	Ports
	I2C_SCL_INT


	I2C_SDA_AKKU
	Pins
	R131-2
	U3-11

	NetLabels
	I2C_SDA_AKKU


	I2C_SDA_AKKU_EXT
	Pins
	R113-2

	NetLabels
	I2C_SDA_AKKU_EXT

	Ports
	I2C_SDA_AKKU_EXT


	I2C_SDA_INT
	Pins
	U3-3

	NetLabels
	I2C_SDA_INT

	Ports
	I2C_SDA_INT


	LED1
	Pins
	J8-3
	U3-16

	NetLabels
	LED1

	Ports
	LED1


	LED2
	Pins
	J8-4
	U3-17

	NetLabels
	LED2

	Ports
	LED2


	LED3
	Pins
	J8-5
	U3-18

	NetLabels
	LED3

	Ports
	LED3


	LED4
	Pins
	J8-6
	U3-19

	NetLabels
	LED4

	Ports
	LED4


	LED5
	Pins
	J8-7
	U3-20

	NetLabels
	LED5

	Ports
	LED5


	LEDP
	Pins
	C24-2
	C30-2
	J8-10
	R47-2
	U4-1


	NetU4_5
	Pins
	U4-5

	Ports
	NetU4_5


	NetU3_29
	Pins
	U3-29


	NetU3_10
	Pins
	U3-10


	NetU3_5
	Pins
	U3-5


	NetU3_1
	Pins
	U3-1


	NetR30_2
	Pins
	R30-2
	R32-1


	NetR29_2
	Pins
	R29-2
	R31-1


	NetQ10_3
	Pins
	Q10-3
	R33-2


	NetQ9_3
	Pins
	Q9-3
	R29-1


	NetJ8_8
	Pins
	J8-8


	NetJ8_2
	Pins
	J8-2


	NetD48_1
	Pins
	D48-1
	R113-1
	R131-1


	NetD39_1
	Pins
	D39-1
	R114-1
	R154-1


	NetD14_2
	Pins
	D14-2
	Q9-1
	R28-2
	R33-1


	NetD4_1
	Pins
	D4-1
	R120-1
	R130-1


	NetC24_1
	Pins
	C24-1
	R47-1
	R48-2
	U4-2


	PACKDIV
	Pins
	R30-1

	NetLabels
	PACKDIV

	Ports
	PACKDIV


	PMON_EN
	Pins
	Q10-1
	R111-2
	U3-12

	NetLabels
	PMON_EN

	Ports
	PMON_EN


	RBI
	Pins
	C125-2
	U3-27

	NetLabels
	RBI


	RST
	Pins
	R110-1
	U3-24

	NetLabels
	RST


	SYS_PRES
	Pins
	R120-2
	U3-8

	NetLabels
	SYS_PRES


	SYS_PRES_EXT
	Pins
	R130-2

	NetLabels
	SYS_PRES_EXT

	Ports
	SYS_PRES_EXT


	TASTE
	Pins
	J8-9
	R122-1
	U3-14

	NetLabels
	TASTE

	Ports
	TASTE


	VAUX
	Pins
	C21-2
	R27-1
	R32-2
	U3-6

	NetLabels
	VAUX



	Ports
	ALERT_INT
	CP_EN
	I2C_SCL_AKKU_EXT
	I2C_SCL_INT
	I2C_SDA_AKKU_EXT
	I2C_SDA_INT
	LED1
	LED2
	LED3
	LED4
	LED5
	LED_ENABLE
	PACKDIV
	PMON_EN
	SYS_PRES_EXT
	TASTE




