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IHLP2020CZER3R3M11

CDRH104RNP-3R3NC

3A
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Iset

Iset

ACSET

ACSET Temp_S

Temp_S

OVPSET

OVPSET

VREF

VREF

VREF VREF VREF

VREF

+15V2

+15V2 +BAT

+15V2

+15V +15V2

VSYS1

VSYS1
Vout12V

+BAT

STAT

R451

232K 1%

C391

0.1uF

R475 0R

U35

BQ24133RGYR

VREF
12

ACSET
17

CMSRC
7

ISET
13

AVCC
4
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6

ACDRV
8

OVPSET
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P
V
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C
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REGN
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5
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23

P
V

C
C
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3

SW2
24

LB15
FBM-11-201209-121A50T

C366
4700pF/6/X7R/50V R464 4.02K 1%

R465

499K 1%

C363 0.1uF

L15

NLHF404026T-3R3M

1 2

R472

0R

D19
BAT54C-7-F

R454

32.4K 1%

C385
0.1uF

C386

0.1uF

R452

32.4K 1%

C367

47nF/X7R/25V

R470
10K 1%

C380
1u/6/X5R/25V

C387

47uF/25V

C370

0.1uF

R466

0.02R 1%
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R462 10R 1%

C361
1u/6/X5R/16V

R450 0R

R459 0R

J12

CCP-W20R-03-SMT

1
2
3

R457

10K 1%

R455

5.23K 1%

C383

0.1uF

C388

0.1uF

C382
47nF/X7R/25V

C374

0.1u/4/X7R/25V

R460

402K 1%

C362
0.1uF

R468
1K 1%
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1
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5
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6
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R467
100K 1%

R456

30.1K 1%

R453

100K 1%

C384 0.1uF
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C365
1u/6/X5R/16V

C389

0.1uF

C375
0.1u/4/X7R/25V

R461

37.4K 1%

C368 0.1uF

C378
10u/6/X5R/25V

C364

0.1uF

R458 1K

R463 4.02K 1%

C381
1u/6/X5R/16V

R469

0.01R 1%

C369

0.1uF

R474

0R

C379
10u/6/X5R/25V

R471

0R

C376 47uF/25V

C392

47uF/25V

C390

47uF/25V

C377

47uF/25V


