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	R23
	R23-1
	R23-2

	R24
	R24-1
	R24-2

	R25
	R25-1
	R25-2

	R26
	R26-1
	R26-2

	R27
	R27-1
	R27-2

	R28
	R28-1
	R28-2

	R101
	R101-1
	R101-2

	R102
	R102-1
	R102-2

	R103
	R103-1
	R103-2

	R104
	R104-1
	R104-2

	Rh1
	Rh1-1
	Rh1-2

	Rh2
	Rh2-1
	Rh2-2

	RI1
	RI1-1
	RI1-2

	RI2
	RI2-1
	RI2-2

	Rx1
	Rx1-1
	Rx1-2

	Rx2
	Rx2-1
	Rx2-2

	U1
	U1-1
	U1-2
	U1-3
	U1-4
	U1-5
	U1-6
	U1-7
	U1-8
	U1-9
	U1-10
	U1-11
	U1-12
	U1-13
	U1-14
	U1-15
	U1-16
	U1-17
	U1-18
	U1-19
	U1-20
	U1-21
	U1-22
	U1-23
	U1-24
	U1-25
	U1-26
	U1-27
	U1-28
	U1-29

	U2
	U2-1
	U2-2
	U2-3
	U2-4
	U2-5
	U2-6
	U2-7
	U2-8

	U3
	U3-1
	U3-2
	U3-3
	U3-4
	U3-5
	U3-6
	U3-7
	U3-8
	U3-9
	U3-10
	U3-11
	U3-12
	U3-13
	U3-14

	U4
	U4-1
	U4-2
	U4-3
	U4-4
	U4-5
	U4-6
	U4-7
	U4-8
	U4-9
	U4-10
	U4-11
	U4-12
	U4-13
	U4-14
	U4-15
	U4-16


	Nets
	5V
	Pins
	C23-2
	C24-2
	P1-2
	U2-8
	U3-14


	12V
	Pins
	C30-2
	D4-2
	D6-2
	J4-1
	J4-2
	K1-5
	K2-5
	U4-9


	BATERIA
	Pins
	J3-1
	J4-3
	K1-3
	K2-2

	NetLabels
	BATERIA
	BATERIA
	BATERIA


	BIAS
	Pins
	C18-2
	R3-1
	U1-24

	NetLabels
	BIAS
	BIAS


	BOOT2
	Pins
	C13-1
	C14-1
	D2-2
	U1-20

	NetLabels
	BOOT2
	BOOT2


	CS_P
	Pins
	Q9-3
	Q10-3
	R17-1
	R19-2
	R20-2
	R102-2
	R103-1

	NetLabels
	CS_P


	DC_M\O\D\O\
	Pins
	J4-8
	U3-5
	U4-4

	NetLabels
	DC_M\O\D\O\
	DC_M\O\D\O\
	DC_M\O\D\O\


	DC_MODO
	Pins
	J4-7
	U3-6
	U3-13
	U4-3

	NetLabels
	DC_MODO
	DC_MODO
	DC_MODO
	DC_MODO


	FB
	Pins
	JP1-2
	JP2-1
	JP7-2
	JP8-2
	U1-11
	U3-1
	U3-4

	NetLabels
	FB
	FB
	FB
	FB
	FB


	FB-CARGA
	Pins
	JP8-1
	R24-1
	R27-2
	U3-3

	NetLabels
	FB-CARGA
	FB-CARGA


	FB-MOTOR
	Pins
	JP7-1
	R23-1
	R26-2
	U3-2

	NetLabels
	FB-MOTOR
	FB-MOTOR


	CS_N
	Pins
	C1-1
	C2-1
	C3-1
	C4-1
	C5-1
	C6-2
	C7-2
	C8-2
	C9-2
	C10-2
	C11-2
	C12-2
	C17-1
	C18-1
	C19-2
	C20-2
	C21-2
	C22-1
	C23-1
	C24-1
	C26-2
	C28-2
	C29-2
	C30-1
	C31-1
	Cin1-2
	Cin2-2
	Cin3-2
	Cin4-2
	Cx1-2
	D8-1
	J1-2
	J2-2
	J3-2
	JP6-1
	R6-1
	R10-1
	R11-1
	R12-1
	R16-1
	R19-1
	R20-1
	R25-1
	R26-1
	R27-1
	U1-10
	U1-22
	U1-29
	U2-5
	U2-6
	U3-7
	U4-8

	NetLabels
	CS_N


	HG1_N
	Pins
	C15-2
	C16-2
	L1-1
	Q3-3
	Q9-2
	R101-2
	Rx1-2
	Rx2-2
	U1-28

	NetLabels
	HG1_N


	HG1_P
	Pins
	D101-2
	Rh1-2
	U1-27

	NetLabels
	HG1_P


	HG2_N
	Pins
	C13-2
	C14-2
	L1-2
	Q4-3
	Q10-2
	R104-1
	U1-18

	NetLabels
	HG2_N
	HG2_N


	HG2_P
	Pins
	D104-2
	Rh2-1
	U1-19

	NetLabels
	HG2_P
	HG2_P


	ISNS_N
	Pins
	C27-1
	JP9-1
	R15-1
	U1-13
	U3-8

	NetLabels
	ISNS_N
	ISNS_N


	ISNS_P
	Pins
	C27-2
	JP9-2
	R18-1
	U1-14
	U3-9

	NetLabels
	ISNS_P
	ISNS_P


	LIBRE_GB
	Pins
	J4-6

	NetLabels
	LIBRE_GB


	LIMIT_CURRENT-OFF
	Pins
	R13-2
	U4-14

	NetLabels
	LIMIT_CURRENT-OFF
	LIMIT_CURRENT-OFF


	LIMIT_CURRENT-ON
	Pins
	R21-1
	U4-13

	NetLabels
	LIMIT_CURRENT-ON
	LIMIT_CURRENT-ON


	NetC1_2
	Pins
	C1-2
	C2-2
	C3-2
	C4-2
	C5-2
	Q4-2
	R1-1
	R2-1
	R18-2


	NetC10_1
	Pins
	C10-1
	C11-1
	Cin1-1
	Cin2-1
	Cin3-1
	Cin4-1
	D3-1
	D8-2
	K1-1
	Q3-2
	R5-2
	R8-2


	NetC12_1
	Pins
	C12-1
	R7-1
	U1-2


	NetC15_1
	Pins
	C15-1
	C16-1
	D1-2
	U1-26


	NetC17_2
	Pins
	C17-2
	R8-1
	U1-3


	NetC19_1
	Pins
	C19-1
	U1-7


	NetC20_1
	Pins
	C20-1
	R28-1
	U1-9


	NetC22_2
	Pins
	C22-2
	U1-8


	NetC25_1
	Pins
	C25-1
	R16-2
	U1-15


	NetC25_2
	Pins
	C25-2
	R17-2
	U1-16


	NetC31_2
	Pins
	C31-2
	R28-2


	NetCx1_1
	Pins
	Cx1-1
	Rx1-1
	Rx2-1


	NetD3_2
	Pins
	D3-2
	R7-2


	NetD5_1
	Pins
	D5-1
	D5-2
	D5-3
	U2-3
	U2-4


	NetD5_5
	Pins
	D5-5
	D5-6
	D5-7
	D5-8
	K2-1


	NetD7_1
	Pins
	D7-1
	D7-2
	D7-3
	F1-2


	NetD7_5
	Pins
	D7-5
	D7-6
	D7-7
	D7-8
	K1-2


	NetD101_1
	Pins
	D101-1
	Q3-1
	R101-1
	Rh1-1


	NetD102_1
	Pins
	D102-1
	Q9-1
	R102-1
	RI1-2


	NetD102_2
	Pins
	D102-2
	RI1-1
	U1-25


	NetD103_1
	Pins
	D103-1
	Q10-1
	R103-2
	RI2-1


	NetD103_2
	Pins
	D103-2
	RI2-2
	U1-21


	NetD104_1
	Pins
	D104-1
	Q4-1
	R104-2
	Rh2-2


	NetF1_1
	Pins
	F1-1
	J1-1


	NetJ2_1
	Pins
	J2-1
	K2-3


	NetJ4_10
	Pins
	J4-10
	P1-1


	NetJP1_1
	Pins
	JP1-1
	R22-1
	R25-2


	NetJP2_2
	Pins
	JP2-2


	NetJP3_1
	Pins
	JP3-1
	JP4-2
	JP5-2
	JP6-2
	R9-1
	R10-2
	U1-4


	NetJP4_1
	Pins
	JP4-1
	R13-1


	NetJP5_1
	Pins
	JP5-1
	R21-2


	NetR5_1
	Pins
	R5-1
	R6-2
	U1-1


	NetR11_2
	Pins
	R11-2
	U1-5


	NetR12_2
	Pins
	R12-2
	U1-6


	NetR14_1
	Pins
	R14-1
	U1-17


	NetU3_10
	Pins
	U3-10


	NetU3_11
	Pins
	U3-11


	NetU3_12
	Pins
	U3-12


	NetU4_5
	Pins
	U4-5


	NetU4_6
	Pins
	U4-6


	NetU4_7
	Pins
	U4-7


	NetU4_10
	Pins
	U4-10


	NetU4_11
	Pins
	U4-11


	NetU4_12
	Pins
	U4-12


	REL-BAT-MOTOR
	Pins
	J4-5
	U4-2

	NetLabels
	REL-BAT-MOTOR
	REL-BAT-MOTOR


	REL-BAT-MOTOR_P
	Pins
	D6-1
	K2-4
	U4-15

	NetLabels
	REL-BAT-MOTOR_P
	REL-BAT-MOTOR_P


	REL-RED-BAT
	Pins
	J4-4
	U4-1

	NetLabels
	REL-RED-BAT
	REL-RED-BAT


	REL-RED-BAT_P
	Pins
	D4-1
	K1-4
	U4-16

	NetLabels
	REL-RED-BAT_P
	REL-RED-BAT_P


	V-CORRIENTE
	Pins
	J4-9
	U2-7

	NetLabels
	V-CORRIENTE
	V-CORRIENTE


	VCC
	Pins
	C26-1
	C28-1
	C29-1
	D1-1
	D2-1
	JP3-2
	R9-2
	R14-2
	U1-23


	VOUT
	Pins
	C6-1
	C7-1
	C8-1
	C9-1
	R1-2
	R2-2
	R3-2
	R4-2
	R15-2
	R22-2
	R23-2
	R24-2
	U2-1
	U2-2


	VOUTSNS
	Pins
	C21-1
	R4-1
	U1-12

	NetLabels
	VOUTSNS
	VOUTSNS






