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Address 0X6BH

Battery Conn.

Minimum input for 
Charging is set to 17.9V

ACDET = 2.4V @17.9V

Default settings
2S 1.5Mhz 2A Temperature Window is

0 to 60 C
10K added for normal operation

default assembly the battery is without NTC
Add comments for assemlby of NTC battaery

ILIM set to 3.298A
Considering REGN=5V

We can connect ILIM_HIZ to REGN
for max input current limit

2S BATT
7.4V Nominal

AGND_Charger

+VSYS

AGND_Charger

AGND_Charger

CH_REGN

AGND_Charger

CH_REGN

AGND_ChargerAGND_Charger

AGND_ChargerAGND_Charger

CH_REGN

+USBC_VBUS_OUT

vBAT_CH

CH_REGN

VREG_L15B_1P8

VREG_L15B_1P8

Charger_I2C_SDA9,23

Charger_I2C_SCL9,23

DISP_INT 9

CH_QONn17,22

R1241
100K

0402
1%

DNP

C799
10uF

X7R
1206

10%
35V

DNP

R1238
0R

0402
5%

C792
47nF

X7R
0402

10%
50V

SW4

PTS810SJK250

2 4

1 3

C788
2.2uF

X7R
0805

10%
50V

C808
100nF

X7R
0402

10%
50V

DNP

R1247
10K

0402
1%

D86

LED_Green
0603

AC

D83
BZT585B12
12V

A
C

L24
1uH

IND_SMD
18A 6.05mOhm

C780
1uF

X7R
0603

10%
35V

DNP

C798
10uF

X7R
1206

10%
35V

R1242 330R
0402 1%

C786
10uF

X7R
1206

10%
35V

DNP

R1245 100R
0402 1%

R1248
100K

0402
1%

DNP

C784
10uF

X7R
1206

10%
35V

R1237 0R
0402 DNP

D85
LED_Green
0603

A
C

R1256 10K
0402 1%

DS
G

Q59
CSD17581Q3A

8-VSON
1V3

R1233 330R
0402 1% DNP

C812
1nF

C0G,NP0
0402

5%
50V

DNP

R1254
6.04K

0402
1%

C783
10uF

X7R
1206

10%
35V

C810
10uF

X7R
1206

10%
35V

C790
100nF

X7R
0402

10%
50V

C785
10uF

X7R
1206

10%
35V

DNP

C807
47nF

X7R
0402

10%
50V

R1252 10K
0402 1%

R1258
30K1

0402
1%

C796
10uF

X7R
1206

10%
35V

R1239
3R9

1206
1%

R1259
10K

0402
1%

C797
10uF

X7R
1206

10%
35V

C789
47nF

X7R
0402

10%
50V

C805
100nF

X7R
0402

10%
50V

D84
BZT585B12
12V
DNP

A
C

R1246
10K

0402
1%

R1250 10K
0402 1%

R1232

0R
0603

DNP

C804
10uF

X7R
1206

10%
35V

C782
10nF

X7R
0402

10%
50V

C803
10uF

X7R
1206

10%
35V

C795
10uF

X7R
1206

10%
35V

J54

DF3-4P-2DSA

1
2
3
4

C802
10uF

X7R
1206

10%
35V

R1236 0R
0402 5%

JP1

NET-TIE

1
1

2
2

R1253
5K23

0402
1%

C794
10uF

X7R
1206

10%
35V

R1255 100K
0402 1%

C781
100nF

X7R
0402

10%
50V

DNP

R1240
3R9

1206
1%

C793
100nF

X7R
0402

10%
50VC800

10uF

X7R
1206

10%
35V

DNP

R1235

0R
PADS

DNP

TP258R1257 0R
0402 5%

C806
4.7uF

X7R
0603

10%
10V

DS
G

Q56
DMP3013SFV

PowerDI3333-8
2V6@10A

DNP

C809
10uF

X7R
1206

10%
35V

R1243
0R
0402
DNP

R1249 0R
0402 5%

C811
10uF

X7R
1206

10%
35V

DNP

C791
100nF

X7R
0402

10%
50V

R1234
100K

0402
1%

DNP

C787
100nF

X7R
0402

10%
50V

DS
G

Q58
CSD17581Q3A

8-VSON
1V3

D S
G

Q57
CSD17581Q3A

8-VSON
1V3

C801
10uF

X7R
1206

10%
35V

DNP

U553

BQ25792RQMR

VFQFN-29

Lion/Lipolymer Charger

MaxChargeCurrent = 5A

STAT
1

VBUS
2

VBUS1
3 BTST1

4

REGN
5

D+
6

D-
7

VAC2
8

VAC1
9

ACDRV2
10

ACDRV1
11

QON
12

CE
13

SCL
14

SDA
15

TS
16

ILIM_HIZ
17

BATP
18

BTST2
19

PROG
20

INT
21

BAT
22

BAT1
23

SDRV
24

SYS
25

SW2
26

GND
27

SW1
28

PMID
29

R1244
5K23

0402
1%

R1251 37K4
0402 1%

CH_VBUS

vBAT_CON

Charger_I2C_SDA
Charger_I2C_SCL

vBAT_CH

CH_VAC1

CH_VAC2

CH_ACDRV1

CH_ACDRV2

CH_QONn

Charger_I2C_SCL

Charger_I2C_SDA

CH_INTn

CH_VAC1

CH_PMID

CH_VAC2
CH_ACDRV2

CH_ACDRV1

CH_VAC1

NTCCH_CEn


