[bookmark: _GoBack]Import csv file

Below is my import csv file process, please double check my step. 
1. The main window of fusion, then click to configure device.  
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2. Show all parameters, then enable writes to all commands. 
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3. Click Write to Hardware, then click Store Config to NVM.  Success to store to NVM. 
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4. Select Export …
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5. Select the PMBus Programmer Script.  for 3rd party programmer. 
After that, Click Export all checked Formats. 
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6. Select Import to device… 
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7. Select PMBus, SMBus, or I2C Script. 
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8. Select the file which you just exported. 
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3 Device Export - TPS65400 @ PMBus Address 106d

Export Wil Formats [Texrie |[Frozetrie B Programmer scrpt

Use this tab to export multiple formats with a singe dick. Al formats you check below il be exported when you clck the “Export AllChecked Formats” button. Cick the ks below or tabs
above to review options for each export format or export justa singe format.

O rextrie
Tab or comma separated st of PMBUs parameter settings and|or readings.

O prosectFie
XM fle descrbing configuration. Generally equivalent to "Save as Project.”

PMBus Proorammer St

Creates a programming fle that can be used by 3d party programmerdistrbutor to wiite a
configuration to the device. Can also be used by a microcontrolleror other system to write
2 config.

~ Output Destination.
Output Folder: |C:\Users\a0223841\Desktop\ew folder (Cselect... ] [(Browse...)
Fiename: (PN} {DV) Address (DA} (EF).{EXT) Reset to Defauit  Fiename Token Help
Preview:  TPS65400 1.0 Address 106 PMBus Programmer Sarpt.csv

~1og
13:12:06.881: Stopped background poling

13:12:21.463: Starting export of 1 fes) on TPS65400 @ PMBus Address 1064 ...

13:12:23.025; Saved PMBus Programmer sarpt o C:\sers|a0223841\Desktop iew folder TPS65400 1.0 Adcress 106 PMBUs Programmer Sarpt.csv.
13:12:23.035: 100% success.
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n Digital Power Designer Device Configuration Import

Select the type of fle to mport:

O Project Fie
A project file contains a device's PMBus configuration in XML format. Itis the primary data fl of the Fusion GUI, and allows you to edita
device’s configuration and design in offine’ mode: without a live connecton to your device. A project fie also contains information about your
design and sequending that s not stored on the device. For example, a defintion of the voltage divider netuork on your system board.

In offine mode, project mport i different than project open. Project import alows you to extract nformation from another project fie nto the
project you current have open and are editing. This differs from when you open a project fie n offine mod, which simply doses the project fie
You are eciting and opens a new one.

This s only avaiable for devices that support diect programming of a device configuration to data flash. The checksums present i the fes wil
be valdated during this import. Note that data flsh exports are generally only good for 2 single firmare release. The GUL wil warn you  to
import a data fash that was exported for a different fimiare release than the one currently loaded on your current device.

@ PMBuS, SMBUs, or 12C Script
A full device configuration will be mported i terms of a series of SMEUS or 12C wites to the device, You wouid normally not use this format to
import/export your configuration through the Fusion GUL. This format s useful when you need to confgure devices in a manufacturing
environment or to assistin the development of host controller software.

‘SMBus s a higher level command protocol that st o top of 12C. SMBus scrpts can be easiy read by a human. 12C scripts are more difiail to
read because of how the device address and optional PEC byte gets encoded nto the 12C write.

Note: 12C import via GUI ignores address and PEC bytes in import fil: current device adress (1064) and SMBUs adapter PEC setting (PEC) wil
be used.
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n Digital Power Designer Device Configuration Import

Select Import File

File: | C:\Jsers\a0223841\Desktop\New folder TPS85400 1.0 Address 106 PBus Programmer Saript.csv
Manualy locate the import fle, or select a recently used fle below. When selected, cick Next to continue.

4/19/2018 1... <Unkno... <Unkno... TPS65400 1.0 Address 106 PMBus Progr... C:\Users\a0223841\Desktop\New folderF...
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