LCD Backlight circuit
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Details of the LED circuit: 
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The LED_Backlight_A and LED_Backlight_K will be connected to above LED circuit. 7 LED’s is series and 7 in parallel total 14 LED’s. The electrical specifications of this is given below.
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LCD backlight @2.8A

CAD NOTE: Place higher value capacitors close to the IC pin
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LED CIRCUIT DIAGRAM
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7.3 DC Characteristics for Backlight(B/L) Ta=25°C
Item Symbol MIN TYP MAX | UNIT Test Condition

Supply Voltage VLED 189 224 238 v TLED=40mA
Supply Current ILED - 40 - mA -
[Luminous Intensity for N
Lom - - 350 - cd/m™ ILED=40mA
[Uniformity for LCM - 75 - - % ILED=40mA
[Life Time - - 30000 - Hr ILED=40mA
Backlight Color [White





