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LinkCom Manufacturing Co.,Ltd

LDTO0666-50R

Driver Transformer

® RoHS Compliant
® Operating Temperature -40C to +85C

Electrical Specifications @25 °C

Inductance: PIN 1,2-3,4 = 70.0uH +10% @ 250KHz/0.5V (PIN1-2,3-4 Short)
Leakage _

. PIN 1,2-3,4 = 0.62uH Max. @ 250KHz/0.5V (PIN1-2,3-4,5-6-7-8-9-10-11-12 Short)
Inductance:
Interwinding

C : PIN 1-12= 120pF Max. @ 250KHz/0.5V (PIN1-2-3-4-5-6,12-11-10-9-8-7 Short)
apacitance

PIN 1,2-3,4 = 75 mohm Max. (PIN1-2,3-4 Short)

D.C.R PIN 5-6 = 250 mohm Max.

PIN 12,11,10-9,8,7 = 5 mohm Max.(PIN12-11-10,9-8-7 Short)

PIN 1,2-3,4 : PIN 5-6 = 2.44+3%:1 (PIN1-2,3-4 Short)

Turn Ratio:

PIN 1,2-3,4 : PIN 12,11,10-9,8,7 = 5.5+3%:1(PIN1-2,3-4,12-11-10,9-8-7 Short)
Hi-POT : PRI. — SEC. = 1500V/60Hz/2Sec/1mA
Dimensions Schematic

(Units: mm, Unless otherwise specified, all tolerances are +0.25)
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