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Current 
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Switching
Frequency
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138

Resistor Value
(KOhm)

1MHz

400kHz
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Total Current 1.2A
40mA per string

VOUT = 30.4V
IOUT = 1.2A

NIR1

Tth_temp=100degC

2.70.074 OHM -45mA
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