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12.3V, 7A, 126kHz Sync Buck Controller

Vout ripple=19.12mV pk-pk

DESIGN NOTE: 
LTC5117: Sync Buck Controller
Vin Range: 5.5V to 65V
Programmable Output from 0.8V

DESIGN NOTE: 
Vds: 100V
Rds: 12.1mohm
Id: 53A

DESIGN NOTE: 
Vds: 200V
Rds: 22.9mohm
Id: 31A
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