[bookmark: _GoBack][image: image.png]
[image: image.png]



image1.png
This Mosfet got T = T T

damaged \ g





image2.png
5V

Enable input line
to LMG1210

PWM input line
to LMG1210

OUTPUT

20V

= ]

Oscillation frequency
128Mhz with
amplitude of 24Vpp




