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Do not place Rmsel2b, Rmsel2t resistors. Place 0 Ohm resistor for Rbst.
Power rail :P0V89
Fswitch= 550KHz
Max : 80A
OCP : 104A
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P1V2_PWRGD19,25

P0V85_VDD_SENSE_N 8

P0V89_PWRGD 36,37
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