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MICOM Control
3.3V High Enable

[LM5156H]
Vin : 1.5V~60V
Vout : 54V
Iout : 1.2A
FS : 440KHz (49.2Kohm)
       915KHz (23.2Kohm)
SS : 8.4ms (100nF)

Vout 
= 1 * (R1 / R2+1) 
= 1* (124k / 2.49k +1) 
= 50.79 V

15.4W x 4port = 61.6W
13.2V x 4.67A = 61.6W

[PoE Power]

FS:915KHz

VOUT:50V
Iout:1.2A(Max)

VIN:8~32V
Typ:13.2V

10uH
Isat:13A
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