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MODE/SS PIN  OPERATION MODE  tSS SOFT-START TIME (ms)
CONNECTION  

10 kΩ to GND    FCCM                        6
20 kΩ to GND    FCCM                        3
39 kΩ to GND    FCCM                        1
82 kΩ to GND    Skip mode                6
160 kΩ to GND  Skip mode                3
Floating              Skip mode               1

Capacitor Selection
MODE/SS PIN SETTING (nF)  CURRENT LIMIT THRESHOLD(A)

No capacitor                                      6
2.2                                                      4.5
10                                                       9
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