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	TP13
	TP13-1
	TP13-2

	TP23
	TP23-1

	TP24
	TP24-1

	TP25
	TP25-1

	TP26
	TP26-1

	TP27
	TP27-1

	TP28
	TP28-1

	TP30
	TP30-1

	TP31
	TP31-1

	TP32
	TP32-1

	TP33
	TP33-1

	TP34
	TP34-1

	TP35
	TP35-1

	TP36
	TP36-1

	TP51
	TP51-1

	TP52
	TP52-1

	TP53
	TP53-1

	TP54
	TP54-1
	TP54-2

	TP55
	TP55-1

	TP56
	TP56-1

	TP57
	TP57-1

	TP58
	TP58-1

	U9
	U9-1
	U9-2
	U9-3
	U9-4
	U9-5
	U9-6
	U9-7
	U9-8
	U9-9

	U10
	U10-1
	U10-2
	U10-3
	U10-4
	U10-5
	U10-6
	U10-7
	U10-8
	U10-9

	U12
	U12-1
	U12-2
	U12-3
	U12-4
	U12-5
	U12-6
	U12-7
	U12-8
	U12-9

	U13
	U13-1
	U13-2
	U13-3
	U13-4
	U13-5
	U13-6
	U13-7
	U13-8
	U13-9


	Nets
	+VIN
	Pins
	C18-1
	J7-1
	T1-1
	TP9-1

	NetLabels
	+VIN

	Ports
	+VIN


	+VOUT
	Pins
	C19-1
	C29-1
	C48-1
	C53-1
	C54-1
	C56-1
	C58-1
	C59-1
	C106-1
	C107-1
	J8-1
	L2-2
	R98-2
	R100-1
	R102-2
	TP6-1
	TP54-1

	NetLabels
	+VOUT

	Ports
	+VOUT
	+VOUT


	CT+
	Pins
	R69-2
	T1-3

	NetLabels
	CT+

	Ports
	CT+


	CT-
	Pins
	R69-1
	T1-5

	NetLabels
	CT-

	Ports
	CT-


	DRAIN_E
	Pins
	D13-1
	Q21-2
	Q22-2
	T4-8
	TP27-1

	NetLabels
	DRAIN_E


	DRAIN_F
	Pins
	D13-3
	Q23-2
	Q24-2
	T4-10
	TP28-1

	NetLabels
	DRAIN_F


	GATE_A
	Pins
	D40-1
	Q8-1
	R72-2
	R73-2

	NetLabels
	GATE_A


	GATE_B
	Pins
	D41-1
	Q15-1
	R85-2
	R86-2

	NetLabels
	GATE_B


	GATE_C
	Pins
	D42-1
	Q9-1
	R74-2
	R75-1

	NetLabels
	GATE_C


	GATE_D
	Pins
	D43-1
	Q16-1
	R87-2
	R88-1

	NetLabels
	GATE_D


	GND-P
	Pins
	C18-2
	C32-2
	C33-2
	C77-2
	D10-2
	D11-1
	D12-1
	J7-3
	Q15-3
	Q16-3
	R86-1
	R87-1
	T2-8
	T3-3
	TP8-1
	TP12-2
	TP13-1


	GND-S
	Pins
	C19-2
	C29-2
	C34-2
	C35-2
	C48-2
	C53-2
	C54-2
	C56-2
	C58-2
	C59-2
	C61-2
	C62-2
	C64-2
	C68-2
	C69-2
	C70-2
	C71-2
	C78-1
	C106-2
	C107-2
	D14-1
	D15-1
	D16-1
	D17-1
	D44-3
	D45-3
	J20-1
	Q21-3
	Q22-3
	Q23-3
	Q24-3
	R32-1
	R70-1
	R71-1
	R81-1
	R82-1
	TP7-1
	TP25-1
	TP26-1
	TP52-1
	TP53-1
	TP56-1
	TP57-1
	U9-3
	U9-9
	U10-3
	U10-9
	U12-3
	U12-9
	U13-3
	U13-9


	LOUT
	NetLabels
	LOUT


	MID_AB
	Pins
	D8-1
	J18-1
	J18-2
	Q8-3
	Q15-2
	R73-1
	T2-4
	T7-2
	T7-3
	TP10-2

	NetLabels
	MID_AB


	MID_CD
	Pins
	D9-1
	Q9-3
	Q16-2
	R74-1
	T3-7
	T4-7
	TP11-1
	TP55-1

	NetLabels
	MID_CD


	NetC32_1
	Pins
	C32-1
	HS1-1


	NetC33_1
	Pins
	C33-1
	HS2-2


	NetC34_1
	Pins
	C34-1
	HS3-1


	NetC35_1
	Pins
	C35-1
	HS4-1


	NetC42_1
	Pins
	C42-1
	T3-10


	NetC42_2
	Pins
	C42-2
	D14-3
	TP36-1
	U12-7

	Ports
	NetC42_2
	NetC42_2


	NetC43_1
	Pins
	C43-1
	T2-1


	NetC43_2
	Pins
	C43-2
	D16-3
	TP34-1
	U13-7

	Ports
	NetC43_2
	NetC43_2


	NetC61_1
	Pins
	C61-1
	C62-1
	C68-1
	C69-1
	C70-1
	C71-1
	D14-2
	D15-2
	D16-2
	D17-2
	U9-6
	U10-6
	U12-6
	U13-6

	Ports
	NetC61_1
	NetC61_1
	NetC61_1
	NetC61_1


	NetC64_1
	Pins
	C64-1
	D13-4
	R32-2
	R98-1
	R102-1


	NetC77_1
	Pins
	C77-1
	C78-2


	NetD8_2
	Pins
	D8-2
	D40-2


	NetD9_2
	Pins
	D9-2
	D42-2


	NetD11_2
	Pins
	D11-2
	D41-2


	NetD12_2
	Pins
	D12-2
	D43-2


	NetD15_3
	Pins
	D15-3
	R79-1
	TP35-1
	U12-5

	Ports
	NetD15_3
	NetD15_3


	NetD17_3
	Pins
	D17-3
	R78-1
	TP33-1
	U13-5

	Ports
	NetD17_3
	NetD17_3


	NetD44_1
	Pins
	D44-1
	R97-2
	TP30-1
	U9-5


	NetD44_2
	Pins
	D44-2
	R95-1
	TP23-1
	U9-7


	NetD45_1
	Pins
	D45-1
	R99-2
	TP31-1
	U10-5


	NetD45_2
	Pins
	D45-2
	R96-1
	TP24-1
	U10-7


	NetHS1_2
	Pins
	HS1-2


	NetHS2_1
	Pins
	HS2-1


	NetHS3_2
	Pins
	HS3-2


	NetHS4_2
	Pins
	HS4-2


	NetJ7_2
	Pins
	J7-2


	NetL2_1
	Pins
	L2-1
	T4-9
	TP58-1


	NetQ21_1
	Pins
	Q21-1
	R70-2
	R95-2


	NetQ22_1
	Pins
	Q22-1
	R71-2
	R97-1


	NetQ23_1
	Pins
	Q23-1
	R81-2
	R99-1


	NetQ24_1
	Pins
	Q24-1
	R82-2
	R96-2


	NetR72_1
	Pins
	R72-1
	T2-3
	TP10-1


	NetR75_2
	Pins
	R75-2
	T3-8
	TP11-2


	NetR78_2
	Pins
	R78-2
	T2-10


	NetR79_2
	Pins
	R79-2
	T3-1


	NetR85_1
	Pins
	R85-1
	T2-7
	TP12-1


	NetR88_2
	Pins
	R88-2
	T3-4
	TP13-2


	NetR100_2
	Pins
	R100-2
	TP54-2

	Ports
	NetR100_2


	NetU9_1
	Pins
	U9-1


	NetU9_2
	Pins
	U9-2
	U9-4

	Ports
	NetU9_2


	NetU9_8
	Pins
	U9-8


	NetU10_1
	Pins
	U10-1


	NetU10_2
	Pins
	U10-2
	U10-4

	Ports
	NetU10_2


	NetU10_8
	Pins
	U10-8


	NetU12_1
	Pins
	U12-1


	NetU12_2
	Pins
	U12-2

	Ports
	NetU12_2


	NetU12_4
	Pins
	U12-4

	Ports
	NetU12_4


	NetU12_8
	Pins
	U12-8


	NetU13_1
	Pins
	U13-1


	NetU13_2
	Pins
	U13-2

	Ports
	NetU13_2


	NetU13_4
	Pins
	U13-4

	Ports
	NetU13_4


	NetU13_8
	Pins
	U13-8


	TOP_MOS
	Pins
	D7-1
	Q8-2
	Q9-2
	T1-2
	TP51-1

	NetLabels
	TOP_MOS


	XMER_1
	Pins
	D7-2
	D10-1
	J19-1
	J19-2
	T4-1
	T7-4
	T7-5
	TP32-1

	NetLabels
	XMER_1



	Ports
	+390V
	CT+
	CT-
	Gate-A
	Gate-A
	Gate-B
	Gate-B
	Gate-C
	Gate-C
	Gate-D
	Gate-D
	OUT-A
	OUT-B
	OUT-C
	OUT-D
	OUT-E
	OUT-F
	VCC_FB
	VCC_FB
	VCC_FB
	VCC_FB
	Vout
	Vout
	VOUT_IC




