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DIP
1010-900031G-->PA720 USED
12V/5A(1010-900050G)US-->NT8000
1010-900066G 替替替

FDS4435BZ
1.VDS=-30V
2.VGS=-10V,RDS=20mohm,Id=-8.8A
3.VGS=-4.5V,RDS=35mohm,Id=-6.7A
4.VGS(th)=-1~-3V(-2.1) 

Inrush current protection

Ipercharge=Viset/(20*Rsr)
       =0.414/(200*0.01)
       =0.207A
(R1=220K / R2=31.6K)

TS : 0~45 degree

3.32V

3.3V

1.0985V 1.05V0.414v

Icharge=Viset/(20*Rsr)
       =0.414/(20*0.01)
       =2.07A
(R1=220K / R2=31.6K)

Idpm=Vacset/(20*Rac)
       =1.0985/(20*0.02)
       =2.745A
(Input current set point)

OVPSET : 0.5V~1.6V[normal operation]
12V*(100K/1.1M+100K)
=12V*0.0833=0.99V
 19V*(100K/1.1M+100K)
=1.58V
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  TS resistor network (-10~50計計)
  RTH (semitech)103AT-2,3

  R_COLD (-10C)43.00 k-ohm
  R_HOT (50C)4.15 k-ohm

  VREF3.30 V
  VLTF2.43 73.50%
  VTCO1.48 44.70%

  R21  4.03 4 k-ohm
  R26  15.08 15.08 k-ohm
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