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THE TMP411A IS CONNECTED TO I2C PORT 2, SO  
THIS I2C PASSTROUGH COMMAND SHOULD WORK:
Get DMD Temperature
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Assembly Note : 

PL14927-1542-01F (ALT PN: 9735-002) socket part is 
placed down first on board in the location for U1. 
The U1 part will be inserted into socket after assembly.
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NOTES:
1) THIS PART MUST BE THE TMP411A VERSION TO HAVE THE CORRECT ADDRESS.
2) THE DMD TEMPERATURE CAN BE READ AS DESCRIBED IN THE DLPC7540 
PROGRAMMERS GUIDE (DOC #: DLPU082B)

TEMPERATURE SENSOR
I2C ADDRESS: 0x4C
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