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DECRIPTION STAT 1 STATP 0.5A > 0.08E (80mOhm) 22uH [Title
1.08 > 0.04E(40mOhm)  15ufl CSL7002 MPPT CHARGER MODULE
Charge in progress oN OFF | 2.0Aa > 0.02E(20mOhm)  10uH
Charging completed OFF ON 4.0A > 0.01E (10mOhm) 6.8uH ISize Document Number Rev
Overvoltage, sleep OFF OFF 8.0A > 0.005E (5mOhm) 3.3uH A CSL7002_V2_0 V1.0
mode, battery absent 10.0A > 0.004E (4mOhm) 3.3uH
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