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	X103-A03
	X103-A04
	X103-B01
	X103-B02
	X103-B03
	X103-B04
	X103-C01
	X103-C02
	X103-C03
	X103-C04
	X103-D01
	X103-D02
	X103-D03
	X103-D04
	X103-P01
	X103-P02

	X104
	X104-1

	X105
	X105-1


	Nets
	AGND1
	Pins
	X103-D01
	X103-D04
	C202-2
	C214-2
	C215-2
	C216-1
	C217-1
	IC200-3
	IC200-35
	R220-2
	R221-2
	STP200-1

	Ports
	AGND1


	COMP1
	Pins
	X103-D02
	C216-2
	IC200-2
	IC200-29
	R218-2

	NetLabels
	COMP1
	COMP1

	Ports
	COMP1


	HB1
	Pins
	C204-1
	D200-2
	IC200-20

	NetLabels
	HB1


	HB2
	Pins
	C205-1
	D201-2
	IC200-11

	NetLabels
	HB2


	HO1
	Pins
	IC200-22
	R201-2

	NetLabels
	HO1


	HO2
	Pins
	IC200-9
	R202-2

	NetLabels
	HO2


	HOL1
	Pins
	IC200-23
	R206-2

	NetLabels
	HOL1


	HOL2
	Pins
	IC200-8
	R207-2

	NetLabels
	HOL2


	LO1
	Pins
	IC200-18
	R210-2

	NetLabels
	LO1


	LO2
	Pins
	IC200-13
	R211-2

	NetLabels
	LO2


	LOL1
	Pins
	IC200-19
	R214-2

	NetLabels
	LOL1


	LOL2
	Pins
	IC200-12
	R215-2

	NetLabels
	LOL2


	NetC214_1
	Pins
	C214-1
	IC200-1
	IC200-30


	NetC215_1
	Pins
	C215-1
	IC200-32


	NetC217_2
	Pins
	C217-2
	R218-1


	NetC227_1
	Pins
	C227-1
	IC200-26
	R223-2


	NetC227_2
	Pins
	C227-2
	IC200-27
	R224-2


	NetC228_1
	Pins
	C228-1
	IC200-4
	R225-2


	NetC228_2
	Pins
	C228-2
	IC200-5
	R226-2


	NetIC200_6
	Pins
	IC200-6
	R222-1


	NetIC200_7
	Pins
	IC200-7


	NetIC200_24
	Pins
	IC200-24


	NetIC200_28
	Pins
	IC200-28
	R219-2
	R221-1


	NetIC200_37
	Pins
	IC200-37
	R220-1


	NetL200_1
	Pins
	L200-1
	R208-2
	R224-1


	NetL201_2
	Pins
	L201-2
	R209-1
	R225-1


	NetP202_1
	Pins
	P202-1
	R200-2
	R201-1
	R204-2
	R206-1


	NetP203_1
	Pins
	P203-1
	R202-1
	R203-2
	R205-2
	R207-1


	NetP206_1
	Pins
	P206-1
	R210-1
	R212-2
	R214-1
	R216-2


	NetP207_1
	Pins
	P207-1
	R211-1
	R213-2
	R215-1
	R217-2


	NetR200_1
	Pins
	R200-1
	T200-G


	NetR203_1
	Pins
	R203-1
	T201-G


	NetR204_1
	Pins
	R204-1
	T202-G


	NetR205_1
	Pins
	R205-1
	T203-G


	NetR212_1
	Pins
	R212-1
	T204-G


	NetR213_1
	Pins
	R213-1
	T205-G


	NetR216_1
	Pins
	R216-1
	T206-G


	NetR217_1
	Pins
	R217-1
	T207-G


	NetX100_1
	Pins
	X100-1
	X101-P01
	X101-P02


	PGND
	Pins
	C103-1
	C105-1
	C106-1
	C107-1
	C108-2
	C109-2
	C110-2
	C111-2
	D100-K
	X101-P03
	X101-P04
	X102-1
	X103-A01
	X103-A02
	X103-A03
	X103-A04
	X103-C01
	X103-C02
	X103-C03
	X103-C04
	X103-P02
	X105-1
	C200-2
	C201-2
	C203-2
	C206-2
	C207-2
	C208-2
	C209-1
	C210-1
	C211-2
	C212-2
	C213-2
	C218-2
	C219-2
	C220-2
	C221-2
	C222-2
	C223-2
	C224-2
	C225-2
	C226-2
	C229-2
	C230-2
	C231-2
	C232-2
	IC200-14
	IC200-17
	IC200-EPAD
	P208-1
	P209-1
	R222-2
	STP200-2
	T204-S
	T205-S
	T206-S
	T207-S

	Ports
	PGND


	SW1
	Pins
	C204-2
	IC200-21
	L200-2
	P204-1
	T200-S
	T202-S
	T204-D
	T206-D

	NetLabels
	SW1


	SW2
	Pins
	C205-2
	IC200-10
	L201-1
	P205-1
	T201-S
	T203-S
	T205-D
	T207-D

	NetLabels
	SW2


	SYNCOUT
	Pins
	X103-D03
	IC200-39

	NetLabels
	SYNCOUT
	SYNCOUT

	Ports
	SYNCOUT


	VCC1
	Pins
	C203-1
	D200-1
	D201-1
	IC200-15
	IC200-16


	VDDA1
	Pins
	C202-1
	IC200-33
	IC200-34
	IC200-36
	IC200-38


	VIN
	Pins
	C103-2
	C105-2
	C106-2
	C107-2
	C108-1
	C109-1
	C110-1
	C111-1
	D100-A
	X103-B01
	X103-B02
	X103-B03
	X103-B04
	X103-P01
	X104-1
	C200-1
	C201-1
	C206-1
	C207-1
	C212-1
	C213-1
	C224-1
	C225-1
	C226-1
	C229-1
	C230-1
	C231-1
	C232-1
	IC200-25
	IC200-31
	IC200-40
	P200-1
	P201-1
	T200-D
	T201-D
	T202-D
	T203-D

	Ports
	VIN


	VOUT
	Pins
	C208-1
	C209-2
	C210-2
	C211-1
	C218-1
	C219-1
	C220-1
	C221-1
	C222-1
	C223-1
	R208-1
	R209-2
	R219-1
	R223-1
	R226-1

	Ports
	VOUT





