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Customize LM5165YDRCR - 22V-32V to 3.30V @ 0.15A

SELECT CUSTOMIZE SIMULATE EXPORT :
Input: DC22V-32V Output: 3.3V at0.15A Temp: 70°C +1 Requirements Change
Footprint: 227 mm?
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This regulator device is qualified for Automotive applications. All passives and other components selected in this design may not be qualified for Automotive applications. The user is
required to verify that all components in the design meet the qualification and safety requirements for their specific application.View WEBENCH(R) Disclaimer.
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