
Time (s)

1.00 1.05 1.10 1.15 1.20

VIN

-400.00

400.00

RLoad

5.199999999998

5.200000000001

VOUT

360.00

390.00

BOUT

0.00

400.00

AM1

-20.00

20.00

VF1

-200.00m

0.00


