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D D

C C

B B

A A

100V100V100V

Data & Power (mode A) Data

PAIR12

PAIR36

P3X3+

P3X3-

P3X1-

P3X2+

P3X2-

P3X1+

P3X0-

PAIR12

PAIR36

P3X0+

VDD

VSS

VDD

PoE_GND

VSS

PoE_GND

PoE_GND

PoE_GNDPoE_GND

PoE_GND

PoE_GND

VDD

PoE_GND

PoE_GND

PoE_GND

VDD

PoE_GND

PoE_GND
PoE_GND

PoE_12V

FG1

VSS

PoE_GND

VIN

P3_TRX2- 2

P3_TRX2+ 2

P3_TRX1- 2

P3_TRX1+ 2

P3_TRX0+ 2

P3_TRX0- 2

P3_TRX3- 2

P3_TRX3+ 2

P3X0+8

P3X0-8

P3X1+8

P3X1-8

P3X2-8

P3X2+8

P3X3-8

P3X3+8

C2
1000pF
C0805

C2
1000pF
C0805

+ C13
47uF

+ C13
47uF

R11
10KΩ
R0402

R11
10KΩ
R0402

R12
4.99KΩ
R0402

R12
4.99KΩ
R0402

C1 0.1UF/100V(X7R) C0805C1 0.1UF/100V(X7R) C0805

C4
2200pF/2KV
C1808

C4
2200pF/2KV
C1808

L8
BBHV00160808601Y00
L0603

L8
BBHV00160808601Y00
L0603

L11
CMF21A-261M-0T
L11
CMF21A-261M-0T

C9
2.2uF/100V
C1210

C9
2.2uF/100V
C1210

R18
NC/100KΩ
R0603

R18
NC/100KΩ
R0603

TF4
SPT331-301A-BT
TF4
SPT331-301A-BT
1

2

3 4

5

6

TF2
SPT331-301A-BT
TF2
SPT331-301A-BT
1

2

3 4

5

6

R19
22Ω
R0603

R19
22Ω
R0603

R2 0Ω R0402R2 0Ω R0402

C15
22uF/25V
C0805

C15
22uF/25V
C0805

C24
0.01U/100V

C0603

C24
0.01U/100V

C0603

R51
75KΩ,1%

R0603

R51
75KΩ,1%

R0603

R53
10KΩ
R0603

R53
10KΩ
R0603

R50
75KΩ,1%

R0603

R50
75KΩ,1%

R0603

D5
SM1200DT
D5
SM1200DT

12

D4
1N4148WT1
D4
1N4148WT1

12

R5 10Ω R0402R5 10Ω R0402

C23
22nF
C0603

C23
22nF
C0603

L12
CMF21A-261M-0T
L12
CMF21A-261M-0T

L13
CMF21A-261M-0T
L13
CMF21A-261M-0TR47

75Ω,1%

R0402

R47
75Ω,1%

R0402

C27
0.01U/100V

C0603

C27
0.01U/100V

C0603

C26
0.01U/100V

C0603

C26
0.01U/100V

C0603

R45
75Ω,1%

R0402

R45
75Ω,1%

R0402

C14
22uF/25V
C0805

C14
22uF/25V
C0805

R49
75KΩ,1%

R0603

R49
75KΩ,1%

R0603

TVS1 SMBJ58CA(雙雙)TVS1 SMBJ58CA(雙雙)

C16
22uF/25V
C0805

C16
22uF/25V
C0805

TF3
SPT331-301A-BT
TF3
SPT331-301A-BT
1

2

3 4

5

6

C25
0.01U/100V

C0603

C25
0.01U/100V

C0603

C76
1000P
C1206

C76
1000P
C1206

R15
1KΩ
R0402

R15
1KΩ
R0402C19

1uF/25V
C0402

C19
1uF/25V
C0402

U2
EL814S(A)TU

U2
EL814S(A)TU

1

2

4

3

U1

TPS23751PWP

U1

TPS23751PWP

DEN
2

CLS
3

APD
4

RT
5

T2P
6

SRD
7

CTL
8

SRT
9

VDD
1

VB
10

CS
11

P
W

P
D

1
7

VSS
16

RTN
15

ARTN
14

GATE
13

VC
12

G
N

D
V

IA
1

1
8

G
N

D
V

IA
2

1
9

G
N

D
V

IA
3

2
0

G
N

D
V

IA
4

2
1

G
N

D
V

IA
5

2
2

G
N

D
V

IA
6

2
3

T1

7491195112

T1

7491195112

7

3

1 9

4

5

10

6

R54
0.082Ω
R1206

R54
0.082Ω
R1206

C12
1000pF
C0805

C12
1000pF
C0805

D7
BAT54S
D7
BAT54S

1
2

3

D6

DST860S

D6

DST860S

1

2

3

C11
330pF/HF/50V
C0402

C11
330pF/HF/50V
C0402

R4
24.9KΩ
R0603

R4
24.9KΩ
R0603

C6
1uF/50V(X7R)
C0805

C6
1uF/50V(X7R)
C0805

C20
100P
C0603

C20
100P
C0603

L10
CMF21A-261M-0T
L10
CMF21A-261M-0T

R46
75Ω,1%

R0402

R46
75Ω,1%

R0402

R52
680KΩ
R0603

R52
680KΩ
R0603

C7
0.47uF/10V
C0402

C7
0.47uF/10V
C0402

C22
NC/0.01uF
C0402

C22
NC/0.01uF
C0402

L7
POWER CHOKE(GSTD4020PM-3R3M)
L7
POWER CHOKE(GSTD4020PM-3R3M)D2

DB1S BRIDGE RECTIFIERS
D2
DB1S BRIDGE RECTIFIERS

AC1
1

AC2
2

V+
3

V-
4

R17
0Ω
R0603

R17
0Ω
R0603

C77
1000P
C1206

C77
1000P
C1206

C78
2nF
C0603

C78
2nF
C0603

C17
22uF/25V
C0805

C17
22uF/25V
C0805

R9
2KΩ
R0603

R9
2KΩ
R0603

R20
39KΩ
R0402

R20
39KΩ
R0402

D1
STPS30H100DJF
D1
STPS30H100DJF

1

5
2
3
4

R14
2.61KΩ
R0603

R14
2.61KΩ
R0603

R3 33KΩ R0402R3 33KΩ R0402

R7
7.5Ω
R2010

R7
7.5Ω
R2010

R8
2KΩ
R0603

R8
2KΩ
R0603

L9
BBHV00160808601Y00
L0603

L9
BBHV00160808601Y00
L0603

D3
1N4148WT1
D3
1N4148WT1

12

C8
2.2uF/100V
C1210

C8
2.2uF/100V
C1210

R44
75Ω,1%

R0402

R44
75Ω,1%

R0402

R16
0Ω
R0603

R16
0Ω
R0603

Q2
TL431A
Q2
TL431A

2

3
1

C5
22uF/25V
C1210

C5
22uF/25V
C1210

R1 63.4KΩ R0402R1 63.4KΩ R0402
R6 330Ω R0402R6 330Ω R0402

R10
2KΩ
R0603

R10
2KΩ
R0603

Q1
BSC093N15NS5
Q1
BSC093N15NS5

4

5
23 1

7 86

C10
0.1UF/100V(X7R)
C0805

C10
0.1UF/100V(X7R)
C0805

C3
2200pF/2KV
C1808

C3
2200pF/2KV
C1808

C21
0.033uF/25V
C0402

C21
0.033uF/25V
C0402

TF1
SPT331-301A-BT
TF1
SPT331-301A-BT
1

2

3 4

5

6

R48
75KΩ,1%

R0603

R48
75KΩ,1%

R0603


