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LP Filter for conducted EMI

Locate these components in close proximity to one another.

Route signals together

SILKSCREEN:  +12V DC
ADD NEAR J101

 Recomended PS Adapter : SDI65-12-UDC-P5

Void plane layers under these components

Power to DOCSIS Board

Reserve 1206 footprints between GND and GND_IO

UVLO  ~= 10.5V

Current Limi ~= 5.93A
OVLO  ~= 18V

VIN Slew Rate~= 4.2V/ms
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