
Doc.Name Doc.Number SHEET 1 OF 1VIN-FPGA/ADC

+1.8V / 4A

+0.9V / 4A

Vout = Vref X (1+R1/R2)

+3.3V / 4A
1

CB1 2
SW1_1 3
SW1_2 4
SW1_3

5
PVIN16
PVIN2

7
P
G

N
D

1
8

P
G

N
D

2

9
SW2_1 10
SW2_2 11
SW2_3

12
CB2

13
ENSW2

14
VFB2

15
COMP2

16
SS2/PG2

17
PGOOD

18
VDDG

19
VDDA

20
VDDD

21
AGND

22
VIN

23
CE

24
SS3/PG3

25
COMP3

26
VFB3

27
ENSW3

28
CB3 29
SW3

30
PVIN331
PVIN4

32
SW4

33
CB4

34
ENSW4

35
VFB4

36
COMP4

37
SS4/PG4

38
I2CADDR

39
RST_N

40
RCLOCK_SYNC

41
I2CALERT

42
SDA

43
SCL

44
CLK_OUT

45
SS1/PG1

46
COMP1

47
VFB1

48
ENSW1/ENSEQ
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R18 4.7K
R38 4.7K
R39 4.7K
R80 4.7K

R50 4.7K
R51 4.7K
R52 10K
R111 10K

R112 10K

R113 10K
R114 200K
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L2

XFL4020-222MEB

L3

XFL4020-222MEB
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0
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C
4
2
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R53 10K_1%

R121 15.4K

R116 10K_1%

L4

XFL4020-222MEB
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R120 10K_1%

R122 15.4K

R54 1K

R199 15.4K
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R200 10K_1%
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C56 100nF
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C58 100nF
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C60 100nF
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C62 100nF
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C65 4.7nF

C66 4.7nF

C67 4.7nF

C69 22pF

C70 22pF

C71 22pF

C213 4.7uF
C72 4.7uF
C73 22uF
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+3.3VC1

+1.8VC

+0.9VC

+12VC

VDDD_TPS1

VDDD_TPS1

VDDD_TPS1

VDDA_TPS1

VDDA_TPS1


