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LED LOAD
MULTIPLE：11pcs
SERIES：119pcs
3V*11=33V
17mA*119=2.023A

Vout_max*R_ovp2/(R_ovp1+R_ovp2)
R14=39K 1.23V
R14=33K 1.05V
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