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	Reference Designators
	C1
	C10
	C13
	C14
	C15
	C1_4
	C2
	C3
	C34
	C35
	C36
	C37
	C38
	C39
	C4
	C40
	C6
	C7
	C8
	CRES
	CSS
	D1
	D10
	D11
	D12
	D13
	D2
	LOAD
	M1
	M2
	M3
	M4
	M5
	Q1
	R1
	R10
	R11
	R12
	R13
	R14
	R2
	R3
	R35
	R36
	R37
	R5
	R6
	R7
	R8
	R9
	RBIASED
	RC1
	RFB1
	RFB2
	RFB3
	RLED
	RSET
	RT1
	RT2
	RU1
	RU2
	RU3
	TX4
	TX8
	TX9
	U1
	U3
	U4A
	U5
	U6
	V1

	Nets - Connected component pins
	0
	C39.1 (C39.1)
	C3.1 (C3.1)
	CSS.1 (CSS.1)
	V1.- (V1.2)
	U4A.V- (U4A.4)
	D10.C (D10.1)
	M3.s (M3.0)
	C36.1 (C36.1)
	LOAD.1 (LOAD.1)
	M2.Tj (M2.4)
	M2.Tsolder_joint (M2.5)
	C8.2 (C8.2)
	C1.1 (C1.1)
	C13.1 (C13.1)
	C38.1 (C38.1)
	Q1.s (Q1.1)
	U3.GND (U3.7)
	RT2.1 (RT2.1)
	C2.1 (C2.1)
	M4.s (M4.0)
	C7.2 (C7.2)
	D11.C (D11.1)
	U5.AN (U5.6)
	RFB2.1 (RFB2.1)
	RU2.1 (RU2.1)
	R11.1 (R11.1)
	R8.1 (R8.1)
	R35.1 (R35.1)
	R6.1 (R6.1)
	C34.2 (C34.2)
	C40.2 (C40.2)
	RSET.1 (RSET.1)
	R10.1 (R10.1)
	C35.2 (C35.2)
	C1_4.1 (C1_4.1)
	M5.S (M5.1)
	TX8.4 (TX8.4)
	R2.1 (R2.1)
	C10.2 (C10.2)
	RC1.1 (RC1.1)
	TX4.2 (TX4.1)
	M1.Tj (M1.4)
	M1.Tsolder_joint (M1.5)
	C6.1 (C6.1)
	C4.1 (C4.1)
	CRES.1 (CRES.1)
	U6.6 (U6.6)

	A
	TX9.4 (TX9.4)
	M3.d (M3.2)
	D1.C (D1.1)
	R12.2 (R12.2)
	R14.2 (R14.2)

	AA
	M2.source (M2.3)
	D1.A (D1.2)
	M4.g (M4.1)
	R10.2 (R10.2)

	B
	TX9.3 (TX9.3)
	D2.C (D2.1)
	M4.d (M4.2)
	R13.2 (R13.2)
	R36.2 (R36.2)
	TX8.1 (TX8.1)

	BB
	M3.g (M3.1)
	D2.A (D2.2)
	R11.2 (R11.2)
	M1.source (M1.3)

	COMP
	U1.COMP (U1.1)
	U6.4 (U6.4)

	CS
	U1.CS (U1.2)
	C40.1 (C40.1)
	R37.1 (R37.1)

	DCL
	U1.DCL (U1.3)
	RT1.1 (RT1.1)
	RT2.2 (RT2.2)
	C34.1 (C34.1)

	N753974
	D12.A (D12.2)
	TX8.3 (TX8.3)

	N754198
	RFB3.2 (RFB3.2)
	C36.2 (C36.2)
	R3.2 (R3.2)
	C38.2 (C38.2)
	U3.INP (U3.2)
	TX8.2 (TX8.2)

	N7543341
	C39.2 (C39.2)
	R36.1 (R36.1)

	N754412
	D13.C (D13.1)
	R37.2 (R37.2)
	RC1.2 (RC1.2)

	N754430
	D13.A (D13.2)
	TX4.1 (TX4.0)

	N754486
	TX9.2 (TX9.2)
	C15.1 (C15.1)
	TX4.3 (TX4.2)

	N754698
	Q1.d (Q1.3)
	TX4.4 (TX4.3)

	N754832
	D11.A (D11.2)
	M5.D (M5.3)
	C15.2 (C15.2)

	N754898
	RFB3.1 (RFB3.1)
	RFB1.2 (RFB1.2)
	RLED.1 (RLED.1)
	RBIASED.1 (RBIASED.1)

	N755152
	RLED.2 (RLED.2)
	U6.1 (U6.1)

	N755192
	D10.A (D10.2)
	R35.2 (R35.2)
	C14.2 (C14.2)
	M5.G (M5.2)

	N755246
	C37.1 (C37.1)
	U5.CAT (U5.1)
	RBIASED.2 (RBIASED.2)
	U6.2 (U6.2)

	N755594
	C37.2 (C37.2)
	RFB1.1 (RFB1.1)
	U5.REF (U5.8)
	RFB2.2 (RFB2.2)

	N755626
	CSS.2 (CSS.2)
	U1.SS (U1.9)

	N755636
	U1.SYNC (U1.10)
	C35.1 (C35.1)

	N755646
	U1.RES (U1.7)
	CRES.2 (CRES.2)

	N758216
	U4A.V+ (U4A.8)
	R3.1 (R3.1)
	LOAD.2 (LOAD.2)
	C1.2 (C1.2)
	U3.INN (U3.3)
	U3.VCC (U3.6)
	C2.2 (C2.2)
	R1.2 (R1.2)
	R5.2 (R5.2)

	N758766
	R7.1 (R7.1)
	C3.2 (C3.2)
	U4A.OUT (U4A.1)
	R9.1 (R9.1)
	R8.2 (R8.2)

	N758770
	U3.REF1 (U3.4)
	U3.REF2 (U3.5)
	R1.1 (R1.1)
	R2.2 (R2.2)

	N758782
	U4A.- (U4A.2)
	R6.2 (R6.2)
	R5.1 (R5.1)

	N759118
	R14.1 (R14.1)
	C4.2 (C4.2)

	N759416
	R13.1 (R13.1)
	M1.drain (M1.1)

	N759446
	M2.drain (M2.1)
	R12.1 (R12.1)

	N759510
	M2.gate (M2.2)
	R9.2 (R9.2)
	M1.gate (M1.2)

	OUTA
	U1.OUTA (U1.4)
	Q1.g (Q1.2)

	OUTB
	U1.OUTB (U1.5)
	C14.1 (C14.1)

	OUTPUT
	R7.2 (R7.2)
	U4A.+ (U4A.3)
	U3.OUT (U3.1)

	REF
	U1.REF (U1.6)
	C10.1 (C10.1)
	U6.5 (U6.5)

	RT
	U1.RT (U1.8)
	RT1.2 (RT1.2)

	TIME
	U1.TIME (U1.11)
	RSET.2 (RSET.2)

	UVLO
	C8.1 (C8.1)
	U1.UVLO (U1.12)
	RU2.2 (RU2.2)
	RU1.1 (RU1.1)

	VCC
	C13.2 (C13.2)
	U1.VCC (U1.13)
	D12.C (D12.1)
	C7.1 (C7.1)

	VIN
	RU3.1 (RU3.1)
	TX9.1 (TX9.1)
	U1.VIN (U1.14)
	RU1.2 (RU1.2)
	C1_4.2 (C1_4.2)
	C6.2 (C6.2)

	V_INPUT
	RU3.2 (RU3.2)
	V1.+ (V1.1)



