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UCC27710DR

1
0

K

49.9E

33pF

1N41481N4148 10R_5%_080510R_5%_0805

62R_5%_080562R_5%_0805

CAP, CERM, 0.22 µF, 50 V, +/- 10%, X7R, 0603
CAP, CERM, 0.22 µF, 50 V, +/- 10%, X7R, 0603

CAP, CERM, 1000 pF, 50 V, +/- 5%, X7R, 0805 

RES, 2.2, 5%, 0.125 W, 0805

CAP, CERM, 10 µF, 35 V, +/- 20%, X7R, 1206_190

MURA160T3G

CAP, CERM, 10 µF, 35 V, +/- 20%, X7R, 1206_190
CAP, CERM, 0.22 µF, 50 V, +/- 10%, X7R, 0603
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RES, 2.2, 5%, 0.125 W, 0805
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