USB Problem Test
CC1 Plug-in Harness Cold Start Waveform, VBUS has voltage
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Hot-plug harness CC1
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CC2 Plug-in Harness Cold Start Waveform, VBUS has voltage
Yellow: CC2 Green: VBUS_5v
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CC2 Hot Plug Harness Waveform, VBUS has voltage [image: ]
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