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Reference design suggested
only one Cin - may add more
later 

Datasheet suggested snubber
circuit - may add  later 

Note: Datasheet
suggests R93 = 2.2 Ohm
for filter purposes.
Here resistance is 1
Ohm to reduce power
loss.
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