
CO-LAY




New Part




Turn on: 45.9V




Turn off: 42.6V




Turn off: 55.2V




Turn on: 51.3V




Rising:




Falling:




Rising:




Falling:




ILIM = 6636/RLIM




0603




= 331.8mA




Vth(Falling):1.117V




Vth(Rising):1.203V




Vth(Falling):1.117V




Vth(Rising):1.203V




50V




2. R410 change to 14.0K




1. Addition TPS2662x




20180306




+SNR_POE_PWR = (14K+33K+1.2K)/1.2*1.25=50.208V




Addition bypass resistor : R33




20180329




Addition R308&R309




20180329




L115 change to 029-0070-08




20180329




20180409




Addition Q27




R440 change to 5.6K




20180522




1. Q41 change to 06-24361-01




20180608




2. D75 change to 06-11072-01




3. C371,R269 : DNF




4. R265 change to 20K ohm




5. R267 change to 0 ohm




Sets switching frequency




319kHz




R408 change 53.6K




20180611




C363




.1uF




50V




FB




L114




TP493




C371




470pF




200V




R269




2.2




1/2W




C374




.1uF




100V




C377




.1uF




50V




C382




1.0nF




50V




C421




2.2uF




100V




TP496




TP504




TP511




TP512




C424




4.7uF




50V




C453




10uF




25V




C454




10uF




25V




1




VIN




2




FB




3




COMP




4




VCC




5




OUT




6




GND




7




UVLO




8




CS




9




RT




10




SS




U19




LM5022




R399




0.25




1%




1W




R406




1.20K




R409




33.0K




TP514




TP523




TP524




TP528




TP529




TP530




R411




10




TP533




C455




.1uF




16V




R429




470K




1%




1/16W




TP534




C456




1.0nF




25V




C462




.1uF




16V




R439




100




C487




1.0nF




C488




.47uF




16V




R444




100




R447




10.0K




+




C557




470uF




25V




TP50




C232




1nF




100V




C236




100pF




100V




C241




1nF




100V




FB




L31




TP243




+




C264




22uF




63V




+




C271




22uF




80V




+




C231




47uF




80V




R81




1.00K




R135




220K




R238




4.70K




R259




100K




C100




.1uF




C112




.1uF




100V




R275




10.0K




R276




220




R410




14.0K




1




IN




2




UVLO




3




OVP




8




DVDT




4




SHDN




10




OUT




9




FLT




7




ILIM




5




RTN




11




PAD




6




G
N

D




U10




TPS2662x




R33




0




1.0A




JMPR




R308




0.25




1%




1W




R309




0.25




1%




1W




L115




22uH




TP224




R426




10.0K




R448




1.00K




Q31




BC846BW




TP290




TP300




R449




10.0K




3




1




D45




BZX84-C27




TP314




TP151




D




G




S




Q27




MTD2955E




R440




5.60K




S




D




G




S




S




D




D




D




N-CHNL




1




2




3




4




5




6




7




8




9




Q41




CSD19534Q5A




1




2




3




D75




FSV10100V




R265




20.0K




R267




0




R408




53.6K




POE_PWR_EN




8,12




+VBATT_SAFE




SMPS_SYNC_CLK




5,6,8,13,14,22




+SNR_POE_PWR




POE_PWR_EN




8,12




POE_PWR_EN




8,12





