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	Reference Designators
	C1
	C10
	C11
	C12
	C13
	C2
	C3
	C4
	C5
	C6
	C7
	C8
	C9
	D1
	D2
	D3
	D4
	D5
	D6
	D7
	D8
	F1
	J1
	J10
	J2
	J3
	J4
	J5
	J6
	J7
	J8
	J9
	NT1
	P1
	P2
	P3
	P4
	P5
	Q1
	Q2
	Q3
	Q4
	R1
	R10
	R11
	R12
	R13
	R14
	R15
	R16
	R17
	R18
	R19
	R2
	R20
	R21
	R3
	R4
	R5
	R6
	R7
	R8
	R9
	RT1
	SW1
	TP1
	TP10
	TP2
	TP3
	TP4
	TP5
	TP6
	TP7
	TP8
	TP9
	U1

	Nets - Connected component pins
	4P
	R6.2 (R6.2)
	C2.1 (C2.1)
	F1.1 (F1.1)
	R7.1 (R7.1)
	Q2.SOURCE2 (Q2.2)
	Q2.SOURCE1 (Q2.3)
	Q2.SOURCE (Q2.1)

	AGND
	J7.1 (J7.1)
	R19.2 (R19.2)
	R17.2 (R17.2)
	NT1.1 (NT1.1)

	BAT
	C4.1 (C4.1)
	D6.1 (D6.1)
	RT1.2 (RT1.2)
	TP3.Pin1 (TP3.1)
	U1.PTCEN (U1.24)
	U1.BAT (U1.32)

	GND
	C11.1 (C11.1)
	TP4.Pin1 (TP4.1)
	P3.2 (P3.2)
	C3.2 (C3.2)
	P1.2 (P1.2)
	P5.2 (P5.2)
	SW1.3 (SW1.3)
	SW1.4 (SW1.4)
	C9.1 (C9.1)
	C13.1 (C13.1)
	R10.2 (R10.2)
	P4.2 (P4.2)
	NT1.2 (NT1.2)
	U1.NC (U1.7)
	U1.VSS (U1.9)
	U1.NC1 (U1.14)
	U1.NC2 (U1.29)
	U1.PWPD (U1.33)
	R20.1 (R20.1)
	P2.2 (P2.2)

	N00167
	C2.2 (C2.2)
	C1.1 (C1.1)

	N00183
	Q3.DRAIN (Q3.3)
	R7.2 (R7.2)

	N00532
	R6.1 (R6.1)
	R5.2 (R5.2)
	Q2.GATE (Q2.4)

	N00599
	R8.2 (R8.2)
	Q3.SOURCE (Q3.2)
	R4.1 (R4.1)
	Q1.DRAIN1 (Q1.5)
	Q1.DRAIN2 (Q1.6)
	Q1.DRAIN3 (Q1.7)
	Q1.DRAIN4 (Q1.8)
	Q2.DRAIN1 (Q2.5)
	Q2.DRAIN2 (Q2.6)
	Q2.DRAIN3 (Q2.7)
	Q2.DRAIN4 (Q2.8)

	N00615
	Q3.GATE (Q3.1)
	R4.2 (R4.2)
	R9.2 (R9.2)

	N01206
	Q4.DRAIN (Q4.3)
	R2.2 (R2.2)
	R1.2 (R1.2)
	Q1.GATE (Q1.4)

	N01281
	R12.1 (R12.1)
	Q4.GATE (Q4.1)

	N02528
	J1.1 (J1.1)
	F1.2 (F1.2)
	R11.2 (R11.2)
	D6.2 (D6.2)

	N03515
	R13.1 (R13.1)
	U1.PACK (U1.27)

	N03759
	TP1.Pin1 (TP1.1)
	R2.1 (R2.1)
	U1.DSG (U1.28)

	N03893
	R8.1 (R8.1)
	U1.VCC (U1.26)

	N03905
	R9.1 (R9.1)
	U1.PCHG (U1.30)

	N03917
	TP2.Pin1 (TP2.1)
	R5.1 (R5.1)
	U1.CHG (U1.31)

	N04066
	TP5.Pin1 (TP5.1)
	R10.1 (R10.1)
	U1.FUSE (U1.25)

	N04825
	C7.2 (C7.2)
	R11.1 (R11.1)
	U1.VC4 (U1.2)

	N04850
	R3.2 (R3.2)
	J2.1 (J2.1)

	N04882
	J3.1 (J3.1)
	R14.2 (R14.2)

	N04894
	J8.1 (J8.1)
	R21.2 (R21.2)

	N05368
	C3.1 (C3.1)
	U1.PB1 (U1.1)

	N05622
	C7.1 (C7.1)
	R3.1 (R3.1)
	C6.2 (C6.2)
	U1.VC3 (U1.3)

	N05656
	C12.2 (C12.2)
	R14.1 (R14.1)
	C6.1 (C6.1)
	U1.VC2 (U1.4)

	N05673
	C12.1 (C12.1)
	C13.2 (C13.2)
	R21.1 (R21.1)
	U1.VC1 (U1.5)

	N06244
	R15.1 (R15.1)
	TP6.Pin1 (TP6.1)
	C9.2 (C9.2)
	U1.SRN (U1.6)
	C10.1 (C10.1)

	N06256
	C11.2 (C11.2)
	TP9.Pin1 (TP9.1)
	R19.1 (R19.1)
	U1.SRP (U1.8)
	C10.2 (C10.2)

	N07931
	P3.1 (P3.1)
	U1.TS1 (U1.10)

	N07943
	P1.1 (P1.1)
	U1.TS2 (U1.11)

	N07955
	U1.TS3 (U1.12)
	P2.1 (P2.1)

	N07959
	P5.1 (P5.1)
	U1.TS4 (U1.13)

	N08285
	TP10.Pin1 (TP10.1)
	U1.BTP_INT (U1.15)

	N08341
	U1.\PRESorSHUTDN (U1.16)
	R20.2 (R20.2)

	N08376
	SW1.1 (SW1.1)
	SW1.2 (SW1.2)
	U1.DISP (U1.17)

	N08693
	R18.2 (R18.2)
	U1.SMBD (U1.18)

	N08717
	R16.2 (R16.2)
	U1.SMBC (U1.19)

	N08878
	C4.2 (C4.2)
	RT1.1 (RT1.1)
	U1.PTC (U1.23)

	N10207
	C5.2 (C5.2)
	C8.1 (C8.1)

	N55249
	D3.CATHODE (D3.1)
	D4.ANODE (D4.2)
	D5.ANODE (D5.2)
	U1.LEDCNTLC (U1.22)

	N55261
	D1.ANODE (D1.2)
	D2.CATHODE (D2.1)
	D5.CATHODE (D5.1)
	U1.LEDCNTLA (U1.20)

	N55274
	D1.CATHODE (D1.1)
	D2.ANODE (D2.2)
	D3.ANODE (D3.2)
	D4.CATHODE (D4.1)
	U1.LEDCNTLB (U1.21)

	N59779
	J9.1 (J9.1)
	P4.1 (P4.1)

	PACK+
	J4.1 (J4.1)
	R13.2 (R13.2)
	C8.2 (C8.2)
	Q4.SOURCE (Q4.2)
	C1.2 (C1.2)
	R1.1 (R1.1)
	Q1.SOURCE2 (Q1.2)
	Q1.SOURCE1 (Q1.3)
	Q1.SOURCE (Q1.1)

	PACK-
	R12.2 (R12.2)
	R15.2 (R15.2)
	C5.1 (C5.1)
	D7.1 (D7.1)
	R17.1 (R17.1)
	J10.1 (J10.1)
	D8.1 (D8.1)

	SMBC
	R16.1 (R16.1)
	D7.2 (D7.2)
	TP7.Pin1 (TP7.1)
	J5.1 (J5.1)

	SMBD
	R18.1 (R18.1)
	J6.1 (J6.1)
	TP8.Pin1 (TP8.1)
	D8.2 (D8.2)



