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9.6.22 Load Switch1 / LDO3 Control Register (DEFLS1)

Figure 45. Load Switch1 / LDO3 Control Register (DEFLS1)
Address – 0x14h (Password Protected)

DATA BIT D7 D6 D5 D4 D3 D2 D1 D0

FIELD NAME not used not used LS1LDO3 LDO3[4:0]

READ/WRITE R/W R/W R/W R/W R/W R/W R/W R/W

TPS65217A 0 0 0 0 0 1 1 0

TPS65217B 0 0 1 1 1 1 1 1RESET
VALUE TPS65217C 0 0 1 0 0 1 1 0

TPS65217D 0 0 1 0 0 1 1 0

Table 21. Load Switch1 / LDO3 Control Register Field Descriptions

Bit Field Type Reset Description

D7-D6 Reserved R/W 0

D5 LS1LDO3 R/W TPS65217A: 0 LS / LDO tracking bit
TPS65217B: 1

0 – FET functions as load switch (LS1)TPS65217C: 1
1 – FET is configured as LDO3TPS65217D: 1

D5-D0 LDO3[5:0] R/W 1110 LDO3 output voltage setting

0 0000 – 1.50 V 01 0000 – 2.55 V

0 0001 – 1.55 V 01 0001 – 2.60 V

0 0010 – 1.60 V 01 0010 – 2.65 V

0 0011 – 1.65 V 01 0011 – 2.70 V

0 0100 – 1.70 V 01 0100 – 2.75 V

0 0101 – 1.75 V 01 0101 – 2.80 V

0 0110 – 1.80 V 01 0110 – 2.85 V

0 0111 – 1.85 V 01 0111 – 2.90 V

0 1000 – 1.90 V 01 1000 – 2.95 V

0 1001 – 2.00 V 01 1001 – 3.00 V

0 1010 – 2.10 V 01 1010 – 3.05 V

0 1011 – 2.20 V 01 1011 – 3.10 V

0 1100 – 2.30 V 01 1100 – 3.15 V

0 1101 – 2.40 V 01 1101 – 3.20 V

0 1110 – 2.45 V 01 1110 – 3.25 V

0 1111 – 2.50 V 01 1111 – 3.30 V

TPS65217D 0 0 1 0 0 1 1 0
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