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NOTICE: THE INFORMATION AND
DESIGN CONTAINED HEREIN IS THE
PROPERTY OF PULSE WHO
RESERVES ALL RIGHTS THERETO.

TEST NOTES:

1°-2

4-5

3. DCR (SAMPLE):
é1—2§ = 450 mOHMS MAX

5. HIPOT (100%):
21,2,4,5) TO (9,10) = 1500 VAC, 1 MINUTE
1,2) TO (4,5) = 500 VAC, 1 MINUTE
(ALL) TO CORE = 500 VAC, 1 MINUTE

= 110 mOHMS MAX
10-9) = 14.0 mOHMS MAX

UNLESS OTHERWISE SPECIFIED, TESTING IS PERFORMED AT 25°t5°C.

1. POLARITY (100%): @ 10 KHz, 0.100 VRMS.
PER SCHEMATIC.

2. TURNS RATIO (100%): @ 10 KHz, 0.100 VRMS.
1'=2):(4°—5) = 0.428 +3%.
10°=9) = 0.428 +3%.

4. INDUCTANCE (100%): @ 10 KHz, 0.100 VRMS.
(1-2) = 18.0 uH *+30%
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