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1- Toplayer  Signal Copper
Diclectric!  Dielectric  Prepreg 3937 R4 48
2 Layer0t Signal Copper 42 Not Allowed
Diclectric2  Dielectric  Prepreg 3937 R4 48
3 Layer2 Signal Copper 42 Not Allowed
Diclectric3  Dieleciric  Prepreg 3937 R4 48
4 Layer03 Signal Copper 42 Not Allowed
Diclectric4  Dieleciric  Prepreg 3937 R4 48
5 Layer04 Signal Copper 42 Not Allowed
Diclectrics  Dielectric  Prepreg 3937 R4 48
6 Layer0s Signal Copper 42 Not Allowed
Diclectricé  Dieleciric  Prepreg 3937 R4 48
7 Layer06 Signal Copper 42 Not Allowed
Diclectric7 ~ Dieleciric Prepreg 3937 R4 48
8 Layer07 Signal Copper 42 Not Allowed
Diclectric8  Dieleciric  Prepreg 3937 R4 48
9 Layer0s Signal Copper 42 Not Allowed
Dielectricd  Dieleciric  Prepreg 3937 R4 48
10 Layer09 Signal Copper 42 Not Allowed
Dielectric10  Dieleciric  Prepreg 3937 R4 48
11 Layerlo Signal Copper 42 Not Allowed
Diclectric11  Dieleciric  Prepreg 3937 R4 48
12 Layertt Signal Copper 42 Not Allowed
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