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Turn Ratios:
Np : Ns : Nb = 14 : 4 : 3
Primary Inductance:
180 uH +/-10%
Minimize leakage
Topology:
This is a discontinuous conduction flyback.  The input voltage is 100-380VDC (rectified 85VAC-265VAC). The output power is 24V/1.7A on Ns.  The Nb winding generates an auxiliary 18V/5mA bias output.
Currents:
The peak primary current will be approximately 2.1Apk at maximum load.   The RMS primary current at max load, min input is expected to be approximately 0.75Arms. The RMS secondary current is expected to be approximately 2.9Arms.

Switching Frequency:
100kHz
Isolation:
Reinforced
Footprint:
Through-hole.
Schematic:
See separate document PMP8940_REVA.pdf.
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