
 

 

 
 

产品技术规格书 

Product specification 
   

              

 

产品名称/Description：无刷电机(Brushless motor)  

产品型号/Part NO.：   JCW-0805-5600              

客户名称/Customer Project：寰宇昇揚股份有限公司  

客户品名规格/Customet Part：    无刷电机 0805    

 

 

 

 

 

 

 

 

客户确认（盖章） 
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供方确认 

Supplier confirmation 

 

拟制 FICTION  

校对 CHECK  

批准 APPROVE  

东阳捷昌电机有限公司 

DONGYANG JC-MOTOR CO.,LTD. 
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1. Operating scope /适用范围 

THIS SPECIFICATIONS APPLY TO MODEL JCE-W-0805-5600 Cylindrical Brushless DC motor. 

该产品说明书适用型号 JCW-0805-5600 直流无刷电机。 

2. Operating condition/使用条件 

NO. 

序号 
Items/项目 Specification/规格 

2-1 
Rated voltage 

额定电压 
12V DC 

2-2 
No,of phase 

三相 
3 phase 

2-3 KV 值 5600 

2-4 
Operating voltage 

使用电压范围 
6—15V DC 

2-5 
Rated load 

额定负荷 
Customer supplied propeller(客供负载) 

2-6 
Rared speed 

空载转速 
67200rpm(空载测试，电压 12V) 

2-7 
Temperature Range 

使用温度范围 

1）Working temperature:-10
0
C～+60

0
C 

   工作温度 

2）Storage temperature:-20
0
C～+70

0
C 

   保存温度 

2-8 
Measuring condition 

测定条件 

Measure all normal temperature and humidity if there is any 

doubt about judgement, measurements shall be made within 20

±3
0
C, 65±20%RH 

在常温常湿下测试，若对结果有任何疑议，均以 20±3
0
C, 相对湿

度 65±20%环境下的测试数据为准。 

2-9 
Appearance 

外观 

There shall be no evidence of mechanical damage,and shall not 

have inadequate corrosion and so on. 

目视无机械损伤，无锈蚀。 

2-10 
Rotation direction  

旋转方向 

The output end of the controller connects to red blue and black 

lead wire,by the output shaft direction visual motor is 

Clockwise(CW)operation. 

驱动器的输出端 UVW 分别对接电机红蓝黑引出线，由出力轴方向目

视电机为顺时针（CW)运转。 
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3. Electrical  characteristics/电特性 

NO./

序号 
Items/项目 

Specification/规

格 
Type/代表值 Condition remark/条件-备注 

3-1 
Rated Current 

额定电流 
0.8A Max 0.7A 

At rated voltage 12V and rated load 

of 18g 额定电压 12V,额定负荷 18 克 

3-2 
No load speed 

空载转速(12V 测) 
67200±5%rpm 67200rpm 

At voltage 12.0V and no load 

电压 12.0V、无负荷 

3-3 
No load  

空载电流 
0.40A MAX 0.3A 

3-4 
Max current 

最大电流 
1.5A MAX 1.2—1.3A 

At rated voltage 12V 

额定电压 12V 

3-5 
Max lift 

最大升力 
≥32 克 33—35 克 

3-6 
Insulation resistance 

绝缘电阻 
10MΩ Min  

At  250V  DC  between  motor 

terminal and case 

直流电压 250V，测电机端子与机壳间

绝缘阻抗 

3-7 
Terminal resistance 

端电阻 
700±10%mΩ 690—720mΩ 

Measure between terminals 

端子间电阻 
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4. Reliability/可靠性 

NO./

序号 
Items/项目 Test condition/试验条件 Requirements/判定基准 

4-1 Life 

Voltage/电压：12V 

Load/负载：Customer supplied propeller 

Test environment/ 测 试 环 境 :Normal 

temperature and humidity 

Cycle characteristics/ 测 试 条 件 : 

continuous work； 

running time /运转时间:300H 

After the test,motors shall be 

approved as specified in item 5-1 

试验后，马达能满足 5-1 的规定 

4-2 

Low temp  

exposure 

低温放置 

Temperature/温度：-20±2
0
C 

Time/时间：96hours 

After 2 hours exposure in ordinary 

temperature and humidity,motors 

shall be approved as specified in 

item 5-2 

常温常湿条件下放置 2 小时后，马达

满足 5-2 的规定 

4-3 

High temp  

exposure 

高温放置 

Temperature/温度：70±2
0
C 

Time/时间：96hours 

4-4 

Humidity  

exposure 

湿度放置 

Temperature/温度：40±2
0
C 

Humidity/湿度：90±3%Rh 

Time/时间：96hours 

4-5 
Free fall 

跌落实验 

Lest/重量：1.9kg 

Height/高度：250cm 

Direction/方向：x,y,z 

Repetition/重复次数:10times 

4-6 
Waterproofing 

防水实验 

IPX2 Norm 

倾斜 15
0
滴水实验 

4-7 
Salt spray test 

盐雾实验 

5% neutral salt spray 

 5%中性盐水喷雾  

24 hours without rust, corrosion  

24 小时无生锈、腐蚀 
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5. Requirements/判定基准 

NO./

序号 
Requirements/判定基准 

5-1 

1）Rated speed/额定转速：Initial data/初始值±5%Max 

2）Rated Current/额定电流:Initial data/初始值±5%Max 

3）Insulation resistance/绝缘阻抗:10MΩ Min 

5-2 

1)Rated speed/额定转速：Initial data/初始值±10%Max 

2)Rated Current/额定电流:Initial data/初始值±10%Max 

3）Insulation resistance/绝缘阻抗:10MΩ Min 

5-3 
1)Rated speed/额定转速：Initial data/初始值±20%Max 

2)Rated Current/额定电流:Initial data/初始值±20%Max 

 

6. Mechanical characteristics/机械特性 

NO./

序号 
Items/项目 Specification/规格 Condition remark/条件-备注 

6-1 
Configuration 

外形尺寸 

As specified in outline drawing 

参照外形图 
 

6-2 
Mass 

质量 
3.4±0.2g(Approx)  

    

 

7. Cautions/注意 

7-1 Tests related to rated rpm and to rated current are to be measured holding the motor. 

额定数据的测试应在马达被固定的状态下进行。 

7-2 Soldering/ 

To avoid damaging terminals or lead wires,soldering time should be completed within  

1-2 seconds. 

焊接应在 1-2 秒内完成，以免损坏端子或导线。 

7-3 Storage/ 

Avoid storing in high temperature,high humidity and corrosive gas environment.Nor to  

be stored without running. 

应避免存放在高温，高湿腐蚀性气体的环境中，连续存放不应超过 6 个月。 

8. Remark/备注 

8-1 Important when sample approved,Please sign and returned by Fax before place order in order to fulfill 

our ISO requirement. 

  为本公司 ISO 程序的执行，样品确认后，请务必签章回传。 

8-2 In event of no sign back,We will undertake P.O as acceptance to sample approval. 

  如样品确认后未签章回传，则以用户下订单为样品通过确认。 

9.Mechanical Drawing/机械图 
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