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IIC ADDRESS型号

 0x58 (7-bit)DRV2624

VPH_PWR [12,13,14,15,17,18,21,29,30,31,32,33,34,37,42,43,44]

GPIO99_VIB_DRV_RST[2]
MOTOR_HDP [27]

GPIO75_VIB_INT[2]

GPIO33_APPS_I2C_SCL[26,34,37]
MOTOR_HDN [27]

GPIO32_APPS_I2C_SDA[26,34,37]

VREG_L7B_1P8[6,19,21,24,25,26,27,28,29,30,31,32,33,34,35,37,44]
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