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NOTE : NG MEANS "NOT GONNEGTED ON PGB BOARD"
ALL RESISTORS 1/16 WATT 5% UNLESS NOTED.
ALL RESISTORS VALUES IN OHMS UNLESS NOTED.
ALLE/C 50 VOLT & 105°C UNLESS NOTED,

.24 x (1+49.9K/1.13K) = 56V




