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Loop Filter

WB_ADC_CLK - 1620Mhz
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LMK STATUS LEDs

LMK04832 POWER SUPPLY

LMK04832 Clock Synthesizer

Place C568, C583, R350 & R354 near the LMK

Note: ADC Clock & SYNC

Clock/SYSREF Clock must be

length matched to each other
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