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	U1-25


	NetU1_26
	Pins
	U1-26


	NetU1_27
	Pins
	U1-27


	NetU1_28
	Pins
	U1-28


	NetU1_29
	Pins
	U1-29


	NetU1_30
	Pins
	U1-30


	NetU1_38
	Pins
	U1-38


	NetU1_39
	Pins
	U1-39


	NetU1_40
	Pins
	U1-40


	NetU2_5
	Pins
	U2-5


	NetU2_6
	Pins
	U2-6


	NetU2_7
	Pins
	U2-7


	STM3168_LRCK
	Pins
	R43-1
	R152-1
	U1-6

	NetLabels
	STM3168_LRCK


	STM3168A_BCK
	Pins
	R45-1
	R151-1
	U1-7

	NetLabels
	STM3168A_BCK
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