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Filter select : Normal latency (Low) / Low latency
(High)
FMT
Audio format select : I2S (Low) / Left justified (High)
XSMT
Soft mute control (1) : Soft mute (Low) / Soft un-mute
(High) 
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V0.2
- R180  added.
- R301  33R -> 1K  replaced.
- R177  0R -> NC

CPU MUTE
  H : MUTE OFF
  L : MUTE ON (default)

DAC IC MUTE
  H : MUTE OFF AMP IC MUTE

  H : MUTE ON (default)
  L : MUTE OFF
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