
MAG.LAYERS

 BBUPFH201209331Y00_2022 

APPROVAL SHEET 
 

(RoHS Compliant & Halogen Free) 
 

CUSTOMER : 廈門信和達科技有限公司 

CUSTOMER’S 

PART NO. 
:  

DESCRIPTION : Multilayer Ferrite Chip Beads 

PART NO. : BBUPFH201209331Y00 

DATE : 28/02/2022 

AUTHORIZED BY : Gino.lin 
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美磊科技股份有限公司 
MAG. LAYERS SCIENTIFIC-TECHNICS CO., LTD 
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No.270, Nanfeng Rd., Pingzhen Dist., Taoyuan City 324, Taiwan (R.O.C.) 

TEL: +886-3-4159111    FAX: +886-3-4192255 
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■■■   PPPRRROOODDDUUUCCCTTT   IIIDDDEEENNNTTTIIIFFFIIICCCAAATTTIIIOOONNN   

   
   

■■■   SSSTTTAAANNNDDDAAARRRDDD   TTTEEESSSTTTIIINNNGGG   CCCOOONNNDDDIIITTTIIIOOONNN   
 Unless otherwise specified In case of doubt 

Temperature Ordinary Temperature(15 to 35℃) 20 to 30℃ 

Humidity Ordinary Humidity(25 to 85% RH) 50 to 80 %RH 

 

■■■   PPPRRROOODDDUUUCCCTTT   DDDIIIMMMEEENNNSSSIIIOOONNN   
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■■■   EEELLLEEECCCTTTRRRIIICCCAAALLL   RRREEEQQQUUUIIIRRREEEMMMEEENNNTTTSSS   

Part Number 
Impedance (Ω) 

at 100 MHz 
RDC (Ω) 
Max. 

Rated Current 
(mA) Max. 

Operating 
Temp. Range 

(℃) 

BBUPFH20120933100 330±25% 0.05 3000 -55 ~ +125 

 

NOTE: -tolerance Y=±25% / T=±30% 
 

■■■   MMMEEEAAASSSUUURRRIIINNNGGG   MMMEEETTTHHHOOODDD   ///   CCCOOONNNDDDIIITTTIIIOOONNN   

1. Operating temperature range －５５℃ ~ １２５℃(Including self - temperature rise) 

2. Rate Current : Applied the current to coils, the temperature rise shall not be more than 30℃ 

3. As for BBUP type. Rated Current is derated as right figure depending on the operating 

temperature. 

 

 

■■■   TTTYYYPPPIIICCCAAALLL   EEELLLEEECCCTTTRRRIIICCCAAALLL   CCCHHHAAARRRAAACCCTTTEEERRRIIISSSTTTIIICCCSSS   (((TTT===222555℃℃℃)))   
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■■■   BBBBBBUUUPPPFFFHHH222000111222000999   SSSEEERRRIIIEEESSS   

   
 Construction 
 

 
 

 

 

 Material List 
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■■■   RRREEECCCOOOMMMMMMEEENNNDDDEEEDDD   RRREEEFFFLLLOOOWWW   SSSOOOLLLDDDEEERRRIIINNNGGG   PPPRRROOOFFFIIILLLEEE   
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■■■   PPPAAACCCKKKAAAGGGIIINNNGGG   

   

 Packaging -Cover Tape 

The force for tearing off cover tape is 10 to 100 grams in the arrow direction. 

   

 
 

 

 

 

 

 Packaging Quantity 

 

 

 

 

 Reel Dimensions 
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 Tape Dimensions in mm 
   

 
 
 

 RECOMMENDED LAND PATTERN 
 

 
 
 

■■■   NNNOOOTTTEEE   
1. Please make sure that your product has been evaluated and confirmed against your 

specifications when our product is mounted to your product. 
2. Do not knock nor drop. 
3. All the items and parameters in this product specification have been prescribed on 

the premise that our product is used for the purpose,under the condition and in the 
environment agreed upon between you and us. You are requested not to use our 
product deviating from such agreement. 

4. Please keep the distance between transformer/coil and other components (refer to 
the standard IEC 950) 

5. The moisture sensitivity level (MSL) of products is classified as level 1. 


