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1. Without configuration, it seems to run for a long time without any problems.
2. After configuring DTS on the device, the driver loads normally. After entering the system, configure the following parameters and use Arecord for recording. After a period of time, the sound card I2C cannot recognize it.
There is another question that needs help to check. Currently, there is no sound being collected, and the oscilloscope has measured that there is no data output from the I2s_DOUT pin
amixer -c 1 cset numid=46,iface=MIXER,name='IN1 Source Mux' 'Analog'

amixer -c 1 cset numid=47,iface=MIXER,name='IN2 Source Mux' 'Analog'

amixer -c 1 cset numid=42,iface=MIXER,name='ASI_TX_CH1_EN Capture Switch' on

amixer -c 1 cset numid=41,iface=MIXER,name='ADC1 Config' 'Differential'

amixer -c 1 cset numid=40,iface=MIXER,name='ADC1 Full-Scale' '2/10-VRMS'

amixer -c 1 cset numid=43,iface=MIXER,name='ASI_TX_CH2_EN Capture Switch' on

amixer -c 1 cset numid=45,iface=MIXER,name='ADC2 Config' 'Differential'

amixer -c 1 cset numid=44,iface=MIXER,name='ADC2 Full-Scale' '2/10-VRMS'

arecord -c 2 -f S16_LE -r 48000 -d 15 --device="hw:1,0" TDM-2slot-16b-record.wav

Voltage when the sound card is abnormal (marked in red, pink indicates normal voltage)
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