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C5
10µF

C6
0.1µF

DVDD1_3.3V

DVDD1_3.3V

DVSS1_3.3V
DVSS1_3.3V

DVSS1_3.3V

R1
10kΩ

C7 0.1µF

C8
10µF

C9
10µF

C10
10µF

AVSS1_3.3V

AVSS1_3.3V

AVSS1_3.3V

R6
50kΩ
1%

C11
0.1µF

C12
10µF

AVDD1_3.3V

ADS_START
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ADS_DOUT
ADS_DIN
ADS_SCLK

C1
0.1uF 

R2
1MΩ 

J1

Thermopile
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0.01uF 

C3
0.01uF 

R3
1MΩ 

AVDD1_3.3V
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R4

47Ω 
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Thermistor
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