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	J5-B1
	J5-T1
	R140-2
	R141-1
	R142-1

	NetLabels
	VO_A
	VO_A
	VO_A


	VO_B
	Pins
	C122-1
	C125-2
	J5-B5
	J5-T5
	R154-2
	R163-1
	R164-1

	NetLabels
	VO_B
	VO_B
	VO_B


	VO_C
	Pins
	C127-1
	C130-2
	J5-B9
	J5-T9
	R166-2
	R175-1
	R176-1

	NetLabels
	VO_C
	VO_C
	VO_C


	VO_D
	Pins
	C134-1
	C135-2
	J5-B13
	J5-T13
	R184-2
	R194-1
	R196-1

	NetLabels
	VO_D
	VO_D
	VO_D


	VPOS_IN_A
	Pins
	C124-2
	D1-2
	R152-1
	U2-38

	NetLabels
	VPOS_IN_A
	VPOS_IN_A
	VPOS_IN_A


	VPOS_IN_B
	Pins
	C132-2
	D4-2
	R178-1
	U2-42

	NetLabels
	VPOS_IN_B
	VPOS_IN_B
	VPOS_IN_B


	VPOS_IN_C
	Pins
	C139-2
	D5-2
	R201-1
	U2-49

	NetLabels
	VPOS_IN_C
	VPOS_IN_C
	VPOS_IN_C


	VPOS_IN_D
	Pins
	C146-2
	D8-2
	R206-1
	U2-53

	NetLabels
	VPOS_IN_D
	VPOS_IN_D
	VPOS_IN_D


	VSS_24V
	Pins
	C147-1
	C148-1
	C149-1
	C154-2
	T1-4
	U47-2



	Ports
	DAC_CLK
	DAC_CSn
	DAC_MISO
	DAC_MOSI




