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[bookmark: _GoBack]AC lead-off @ 6 uA, 31.2Hz. Gain is set to 12, 16Khz sample rate.

Rn = 1000, Rp = 1000, Rgnd = 1000
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Rn = 1000, Rp = 1000, Rgnd = 1000000
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Rn = 1000, Rp = 1000; Rgnd = infinite (open)
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