
1

1

2

2

3

3

4

4

5

5

6

6

A A

B B

C C

D D

6

2026-04-22

2

PT1000_NTC10

CM5_MB_FANCOIL_OVIVERHO

AIN0
1

AIN1
2

AIN2
3

AIN3
4

AIN4/REFP/GPIO0
5

AIN5/REFN/GPIO1
6

AIN6/GPIO2/FAULT#
7

AIN7/GPIO3/DRDY#/CLK
8

A0
9

A1
10

SDA
11

SCL
12

DVDD
13

GND
14

AVDD
15

REFOUT
16

E
P

1
7

U35
ADS122C14IRTER

C67

1nF

C68
10nF

R67

1kΩ

R68

1kΩ

C69

1nF

C70

1nF

C71
10nF

R69

1kΩ

R70

1kΩ

C72

1nF

AGND

AGND

1
1

2
2

CN9

1
1

2
2

CN10

GND

VIN1

2

EN3 NC 4

VOUT 5
U37

ADP150AUJZ-3.3-R7

R71
10kΩ

C73
10uF

C74
1uF

C75
100nF

C76
1uF

AGNDAGND AGND AGND

AGND

+5V

C79
100nF

AGNDAGND

C81
10nF

R73

1kΩ

AGND AGND AGND

C82
1uF

AGND

D44

D45

D46

D47

AGND

AGND

C94
100nF

AGND

AGND

R93
6.8kΩ

PT1000_1

PT1000_2


	Pages
	SCH_Schematic2 2-PT1000_NTC10

	Net
	+5V
	$2N2091

	$2N1044
	$2N1044

	$2N1097
	$2N1097

	$2N1288
	$2N1288

	$2N1295
	$2N1295

	$2N1462
	$2N1462

	$2N1473
	$2N1473

	$2N2092
	$2N2092

	$2N2370
	$2N2370

	$2N2425
	$2N2425

	$2N2548
	$2N2548

	$2N6190
	$2N6190

	AGND
	$2N1082
	$2N1293
	$2N2093
	$2N2094
	$2N2095
	$2N2097
	$2N2098
	$2N2106
	$2N2176
	$2N2440
	$2N2454
	$2N2479
	$2N2620
	$2N3649
	$2N3725
	$2N6207
	$2N6245



