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U1

ADS1230

DVDD
1

DGND2

CLKIN3

GAIN4

CAP1
5

CAP2
6

AINP7

AINN8 REFN 9
REFP 10
AGND

11
AVDD

12
SPEED 13

N_PDWN 14
SCLK 15

N_DRDY/DOUT
16

U3

TPS78233DDCR

IN
1

GND12

EN3 GND2 4

OUT
5

J1

HDR1X2

+5V
+5V

C3

47µF
C4

1µF
C5

1µF

+3.3VA

C1

0.1µF

C2

2.2µF

+3.3VA

R2

10kΩ

R3

10kΩ

C6

0.1µF

J2

HDR1X4

R2: gain 128
R3: gain 64

Weigh scale
C7

2.2µF

C8

0.1µF

C9

100pF

+3.3VA

C10

2.2µF

C11

0.1µF

+3.3VA

R4

10kΩ

R5

10kΩ

+3.3VA

R4: speed 80sps
R5: speed 10sps

R6

10kΩ

+3.3VA

J3

HDR1X4

MISO
SCLK
N_PDWN
GND

R7

100Ω

R8

100Ω

C12

0.1µF

C13

0.01µF

C14

0.01µF

10V

GND

Seprate supply: 10V
Output: +-36mV


