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	ECAT0_TXD0
	ECAT0_TXD0
	ECAT0_TXD0
	ECAT0_TXD0


	ECAT0_TXD0_R
	Pins
	R161-1
	U1-B20

	NetLabels
	ECAT0_TXD0_R
	ECAT0_TXD0_R


	ECAT0_TXD1
	Pins
	R161-7
	U16-5
	U22-14

	NetLabels
	ECAT0_TXD1
	ECAT0_TXD1
	ECAT0_TXD1
	ECAT0_TXD1


	ECAT0_TXD1_R
	Pins
	R161-2
	U1-A20

	NetLabels
	ECAT0_TXD1_R
	ECAT0_TXD1_R


	ECAT0_TXD2
	Pins
	R161-5
	U16-6
	U22-15

	NetLabels
	ECAT0_TXD2
	ECAT0_TXD2
	ECAT0_TXD2
	ECAT0_TXD2


	ECAT0_TXD2_R
	Pins
	R161-4
	U1-C21

	NetLabels
	ECAT0_TXD2_R
	ECAT0_TXD2_R


	ECAT0_TXD3
	Pins
	R161-6
	U16-7
	U22-16

	NetLabels
	ECAT0_TXD3
	ECAT0_TXD3
	ECAT0_TXD3
	ECAT0_TXD3


	ECAT0_TXD3_R
	Pins
	R161-3
	U1-B21

	NetLabels
	ECAT0_TXD3_R
	ECAT0_TXD3_R


	ECAT0_TXEN
	Pins
	R160-2
	U16-3
	U22-12

	NetLabels
	ECAT0_TXEN
	ECAT0_TXEN
	ECAT0_TXEN
	ECAT0_TXEN


	ECAT1_COL
	Pins
	R119-2
	R172-4
	U1-F24

	NetLabels
	ECAT1_COL
	ECAT1_COL
	ECAT1_COL
	ECAT1_COL


	ECAT1_CRS
	Pins
	R115-2
	R172-2
	U1-F23

	NetLabels
	ECAT1_CRS
	ECAT1_CRS
	ECAT1_CRS
	ECAT1_CRS


	ECAT1_RXCLK
	Pins
	R171-1
	U1-F6

	NetLabels
	ECAT1_RXCLK
	ECAT1_RXCLK
	ECAT1_RXCLK


	ECAT1_RXD0
	Pins
	R120-2
	R173-1
	U1-D8

	NetLabels
	ECAT1_RXD0
	ECAT1_RXD0
	ECAT1_RXD0
	ECAT1_RXD0


	ECAT1_RXD1
	Pins
	R121-2
	R173-2
	U1-G8

	NetLabels
	ECAT1_RXD1
	ECAT1_RXD1
	ECAT1_RXD1
	ECAT1_RXD1


	ECAT1_RXD2
	Pins
	R122-2
	R173-3
	U1-B4

	NetLabels
	ECAT1_RXD2
	ECAT1_RXD2
	ECAT1_RXD2
	ECAT1_RXD2


	ECAT1_RXD3
	Pins
	R124-2
	R173-4
	U1-F7

	NetLabels
	ECAT1_RXD3
	ECAT1_RXD3
	ECAT1_RXD3
	ECAT1_RXD3


	ECAT1_RXDV
	Pins
	R118-2
	R172-1
	U1-C5

	NetLabels
	ECAT1_RXDV
	ECAT1_RXDV
	ECAT1_RXDV
	ECAT1_RXDV


	ECAT1_RXER
	Pins
	R114-2
	R172-3
	U1-B3

	NetLabels
	ECAT1_RXER
	ECAT1_RXER
	ECAT1_RXER
	ECAT1_RXER


	ECAT1_RXLINK
	Pins
	R125-2
	U1-E24

	NetLabels
	ECAT1_RXLINK
	ECAT1_RXLINK


	ECAT1_TXCLK
	Pins
	R170-1
	U1-E8

	NetLabels
	ECAT1_TXCLK
	ECAT1_TXCLK
	ECAT1_TXCLK


	ECAT1_TXD0
	Pins
	R167-5
	U18-4

	NetLabels
	ECAT1_TXD0
	ECAT1_TXD0
	ECAT1_TXD0


	ECAT1_TXD0_R
	Pins
	R167-4
	U1-E7

	NetLabels
	ECAT1_TXD0_R
	ECAT1_TXD0_R


	ECAT1_TXD1
	Pins
	R167-6
	U18-5

	NetLabels
	ECAT1_TXD1
	ECAT1_TXD1
	ECAT1_TXD1


	ECAT1_TXD1_R
	Pins
	R167-3
	U1-D7

	NetLabels
	ECAT1_TXD1_R
	ECAT1_TXD1_R


	ECAT1_TXD2
	Pins
	R167-8
	U18-6

	NetLabels
	ECAT1_TXD2
	ECAT1_TXD2
	ECAT1_TXD2


	ECAT1_TXD2_R
	Pins
	R167-1
	U1-A4

	NetLabels
	ECAT1_TXD2_R
	ECAT1_TXD2_R


	ECAT1_TXD3
	Pins
	R167-7
	U18-7

	NetLabels
	ECAT1_TXD3
	ECAT1_TXD3
	ECAT1_TXD3


	ECAT1_TXD3_R
	Pins
	R167-2
	U1-C6

	NetLabels
	ECAT1_TXD3_R
	ECAT1_TXD3_R


	ECAT1_TXEN
	Pins
	R166-2
	U18-3

	NetLabels
	ECAT1_TXEN
	ECAT1_TXEN
	ECAT1_TXEN


	ECAT_ERROR
	Pins
	U1-A23
	U20-12
	U23-3

	NetLabels
	ECAT_ERROR
	ECAT_ERROR
	ECAT_ERROR


	ECAT_Latch0
	Pins
	U1-AE22

	NetLabels
	ECAT_Latch0
	ECAT_Latch0

	Ports
	ECAT_Latch0


	ECAT_Latch1
	Pins
	U1-AD22

	NetLabels
	ECAT_Latch1
	ECAT_Latch1

	Ports
	ECAT_Latch1


	ECAT_LED0
	Pins
	U1-E19
	U22-18
	U23-13

	NetLabels
	ECAT_LED0
	ECAT_LED0
	ECAT_LED0


	ECAT_LED1
	Pins
	U1-C20
	U22-17
	U23-1

	NetLabels
	ECAT_LED1
	ECAT_LED1
	ECAT_LED1


	ECAT_MDC
	Pins
	U1-B17
	U16-25
	U18-25

	NetLabels
	ECAT_MDC
	ECAT_MDC
	ECAT_MDC


	ECAT_MDIO
	Pins
	R112-1
	R165-1
	R174-1
	U1-A17

	NetLabels
	ECAT_MDIO
	ECAT_MDIO
	ECAT_MDIO


	ECAT_RESETn
	Pins
	R113-2
	U1-A24
	U19-2
	U20-13

	NetLabels
	ECAT_RESETn
	ECAT_RESETn
	ECAT_RESETn


	ECAT_RUN
	Pins
	U1-B23
	U20-11
	U23-9

	NetLabels
	ECAT_RUN
	ECAT_RUN
	ECAT_RUN


	ECAT_SOF
	Pins
	TP18-1
	U1-AE17

	NetLabels
	ECAT_SOF
	ECAT_SOF
	ECAT_SOF

	Ports
	ECAT_SOF


	ECAT_Sync0
	Pins
	TP16-1
	U1-L25

	NetLabels
	ECAT_Sync0
	ECAT_Sync0
	ECAT_Sync0

	Ports
	ECAT_Sync0


	ECAT_Sync1
	Pins
	TP17-1
	U1-J25

	NetLabels
	ECAT_Sync1
	ECAT_Sync1
	ECAT_Sync1

	Ports
	ECAT_Sync1


	ErrorLED
	Pins
	D12-4
	U23-4

	NetLabels
	ErrorLED
	ErrorLED
	ErrorLED

	Ports
	ErrorLED


	LED0
	Pins
	D14-4
	U23-12

	NetLabels
	LED0
	LED0


	LED1
	Pins
	D14-3
	U23-2

	NetLabels
	LED1
	LED1


	LED_LINK0
	Pins
	R97-2
	R106-1
	U16-22
	U23-11

	NetLabels
	LED_LINK0
	LED_LINK0
	LED_LINK0
	LED_LINK0


	LED_LINK1
	Pins
	R116-2
	R125-1
	U18-22
	U23-5

	NetLabels
	LED_LINK1
	LED_LINK1
	LED_LINK1
	LED_LINK1


	LED_SPEED0
	Pins
	R98-2
	U16-21

	NetLabels
	LED_SPEED0
	LED_SPEED0


	LED_SPEED1
	Pins
	R117-2
	U18-21

	NetLabels
	LED_SPEED1
	LED_SPEED1


	Link0LED
	Pins
	D11-1
	U23-10

	NetLabels
	Link0LED
	Link0LED
	Link0LED

	Ports
	Link0LED


	Link1LED
	Pins
	D13-1
	U23-6

	NetLabels
	Link1LED
	Link1LED
	Link1LED

	Ports
	Link1LED


	NetC198_1
	Pins
	C198-1
	C199-1
	C200-1
	C201-1
	U16-16
	U16-19
	U16-30


	NetC210_1
	Pins
	C210-1
	C211-1
	C212-1
	C213-1
	U18-16
	U18-19
	U18-30


	NetD11_2
	Pins
	D11-2
	R126-1


	NetD12_1
	Pins
	D12-1
	R128-1


	NetD12_2
	Pins
	D12-2
	R127-1


	NetD13_2
	Pins
	D13-2
	R129-1


	NetD14_1
	Pins
	D14-1
	R131-1


	NetD14_2
	Pins
	D14-2
	R130-1


	NetR104_2
	Pins
	R104-2
	U16-20


	NetR123_2
	Pins
	R123-2
	U18-20


	NetR159_2
	Pins
	R159-2
	U16-2


	NetR160_1
	Pins
	R160-1
	U1-A21


	NetR162_2
	Pins
	R162-2
	U16-31


	NetR163_5
	Pins
	R163-5
	U16-35


	NetR163_6
	Pins
	R163-6
	U16-34


	NetR163_7
	Pins
	R163-7
	U16-33


	NetR163_8
	Pins
	R163-8
	U16-32


	NetR164_5
	Pins
	R164-5
	U16-39


	NetR164_6
	Pins
	R164-6
	U16-38


	NetR164_7
	Pins
	R164-7
	U16-37


	NetR164_8
	Pins
	R164-8
	U16-36


	NetR165_2
	Pins
	R165-2
	U16-24


	NetR166_1
	Pins
	R166-1
	U1-C3


	NetR170_2
	Pins
	R170-2
	U18-2


	NetR171_2
	Pins
	R171-2
	U18-31


	NetR172_5
	Pins
	R172-5
	U18-35


	NetR172_6
	Pins
	R172-6
	U18-34


	NetR172_7
	Pins
	R172-7
	U18-33


	NetR172_8
	Pins
	R172-8
	U18-32


	NetR173_5
	Pins
	R173-5
	U18-39


	NetR173_6
	Pins
	R173-6
	U18-38


	NetR173_7
	Pins
	R173-7
	U18-37


	NetR173_8
	Pins
	R173-8
	U18-36


	NetR174_2
	Pins
	R174-2
	U18-24


	NetU16_8
	Pins
	U16-8


	NetU16_9
	Pins
	U16-9


	NetU16_10
	Pins
	U16-10


	NetU16_27
	Pins
	U16-27


	NetU18_8
	Pins
	U18-8


	NetU18_9
	Pins
	U18-9


	NetU18_10
	Pins
	U18-10


	NetU18_27
	Pins
	U18-27


	NetU19_5
	Pins
	U19-5


	NetU20_14
	Pins
	U20-14


	NetU20_15
	Pins
	U20-15


	NetU20_16
	Pins
	U20-16


	NetU20_17
	Pins
	U20-17


	NetU20_18
	Pins
	U20-18


	nSysReset
	Pins
	U10-3
	U19-1
	U20-19
	U21-19
	U22-19

	NetLabels
	nSysReset
	nSysReset
	nSysReset
	nSysReset
	nSysReset

	Ports
	nSysReset


	PHY0_RXCLK
	Pins
	R162-1
	U17-6

	NetLabels
	PHY0_RXCLK
	PHY0_RXCLK
	PHY0_RXCLK


	PHY0_TXCLK
	Pins
	R159-1
	U17-3

	NetLabels
	PHY0_TXCLK
	PHY0_TXCLK
	PHY0_TXCLK


	PHY_RESETn
	Pins
	U16-23
	U18-23
	U19-4

	NetLabels
	PHY_RESETn
	PHY_RESETn
	PHY_RESETn


	RD0_N
	Pins
	R92-2
	U16-11

	NetLabels
	RD0_N
	RD0_N

	Ports
	RD0_N


	RD0_P
	Pins
	R91-2
	U16-12

	NetLabels
	RD0_P
	RD0_P

	Ports
	RD0_P


	RD1_N
	Pins
	R109-2
	U18-11

	NetLabels
	RD1_N
	RD1_N

	Ports
	RD1_N


	RD1_P
	Pins
	R108-2
	U18-12

	NetLabels
	RD1_P
	RD1_P

	Ports
	RD1_P


	RunLED
	Pins
	D12-3
	U23-8

	NetLabels
	RunLED
	RunLED
	RunLED

	Ports
	RunLED


	SysReset
	Pins
	U10-4
	U17-1
	U17-7

	NetLabels
	SysReset
	SysReset
	SysReset


	TD0_N
	Pins
	R94-2
	U16-14

	NetLabels
	TD0_N
	TD0_N

	Ports
	TD0_N


	TD0_P
	Pins
	R93-2
	U16-15

	NetLabels
	TD0_P
	TD0_P

	Ports
	TD0_P


	TD1_N
	Pins
	R111-2
	U18-14

	NetLabels
	TD1_N
	TD1_N

	Ports
	TD1_N


	TD1_P
	Pins
	R110-2
	U18-15

	NetLabels
	TD1_P
	TD1_P

	Ports
	TD1_P


	V3.3D
	Pins
	C196-1
	C197-1
	C202-1
	C203-1
	C204-1
	C205-1
	C206-1
	C207-1
	C208-1
	C209-1
	C214-1
	C215-1
	C216-1
	C217-1
	C218-1
	C219-1
	C220-1
	C221-1
	C222-1
	R91-1
	R92-1
	R93-1
	R94-1
	R95-1
	R96-1
	R97-1
	R98-1
	R100-1
	R108-1
	R109-1
	R110-1
	R111-1
	R112-2
	R114-1
	R115-1
	R116-1
	R117-1
	R120-1
	R126-2
	R127-2
	R128-2
	R129-2
	R130-2
	R131-2
	U16-1
	U16-18
	U16-26
	U17-8
	U18-1
	U18-18
	U18-26
	U19-6
	U20-1
	U20-20
	U21-1
	U21-20
	U22-1
	U22-20
	U23-14
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